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Pump Motors

JET PUMP SINGLE-PHASE (56C/56J FRAMES)

TEFC — FOOt MOUN . . o A-214
TEFC — FOOTBSS . . oo oot A-214
ODP — FOOt MOUNL. . . ..o e e A-215
ODP — FOOMIESS . . . .ottt A-215
JET PUMP THREE-PHASE (56C/56J FRAMES)

TEFC — FOOt MOUNT . . oo e e e A-216
TEFC — FOOTIESS . .\ o oottt e A-216
TEFC — Footless - EXPIOSiOn Proof. . ... ... A-216
ODP — FOOE MOUNL. . . o oo A-217
ODP — FOOMIESS . . . oottt A-217
CLOSE-COUPLED PUMP TEFC MOTORS

JM —TEFC — Single-Phase . . ... ... e e e e e e e e A-219
JP —TEFC — SINgle-Phase. . . .. ..o e A-220
IM = TEFC — ThrBE-Phase. . . . . oottt e e e e e e e e A-221
JP —TEFC — TRIBE-PRase . . . . oo oottt A-225
JP —TEFC — EXPIOSION Pro0f . . . oo A-228
CLOSE-COUPLED PUMP ODP MOTORS

JM —0DP — Single-Phase. . . .. ..ot A-229
JP—0DP — SiNGle-Phase . . . ... A-229
IM = ODP —THIEE-Phase . . . . oottt e e e A-230
JM — ODP —Three-Phase — Footless Vertical .. ....... ... A-233
P —ODP = Thre@-Phase. . . . . . oo oottt A-234
JP — ODP —Three-Phase — Footless Vertical . . .. ... A-237
CLOSE-COUPLED PUMP TEFC MOTORS - WITH INTERNAL AEGIS® SGR

JM —TEFC — Three-Phase. . . .. ..o e e e e e e A-239
JP —TEFC — Three-Phase . . . . ..o e A-240
CLOSE-COUPLED PUMP ODP MOTORS - WITH INTERNAL AEGIS® SGR

JM = ODP —THIEE-Phase . . . . oottt e e e e A-241
JP = ODP — THIBE-PhaSE. . . . .ottt e A-242
FIRE PUMP MOTORS

ODP = ThIEE-PhaSE . . . .\ttt ettt et e e e e e e e e e A-245
ODP —Three-Phase — C-FaCE . . . . ..ottt e et ettt e A-247
ODP —Three-Phase — JM — Footless Vertical. . . .. ... ... oo e e A-248
ODP —Three-Phase — JP — FootleSs Vertical . . .. ... ... e A-249
W40 — 0DP (50HZ) — Three-Phase — B2 . . . ... oot e e e e e e e A-251
TEFC (50HZ) — Three-Phase — IE2 . . . ... ettt e A-252
P-BASE MOTORS

TEFC — Three-Phase — NEMA Premium®. . . ... e et e e e e e A-253
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Pump Motors
JET PUMP (56C/56J FRAMES)

These versatile motors have the torque
and durability for the toughest commercial
applications, yet are also economical choices
for residential applications. Available with or
without base and in “J” and “C” configurations.

ODP & TEFC - Single Phase
¢ Insulation class B

e Sealed ball bearings (Drive end)
* NEMA Service factor

ODP & TEFC - Three Phase
¢ Insulation class B (ODP)

¢ Insulation class F (TEFC)
e NEMA Service factor

Features that make a difference:

ODP & TEFC - Single Phase

e Automatic Reset Thermal
Overload Protector

e Stainless steel shaft end
ODP & TEFC - Three Phase
e Stainless steel shaft end

ODP Single Phase

TEFC Single Phase

=

TEFC Three Phase

)DP Three Phase
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Pump Motors
JET PUMP SINGLE-PHASE (56C/56J FRAMES)
TEFC - Foot Mount

Approx. oy
HP kW RPM | Frame Catalog Number F!-rl if:te Smeu:)t;)I SVI:,E';:]‘Q SI:;rcvti;:: F; I:;:;':]s FI(',;ASﬂ Dim((:[rr;:)sion Voltage (V) Notes
(Ibs)
3600 | W56C | .3336ES1BJPW56C-S $263 P1A 24 115 2.60 54.0 11.106 115/208-230 39
033 1 0% 3600 | W56J | .3336ES1BJPW56J-S $282 P1B 22 115 2.60 54.0 11.606 115/208-230 3,9
05 037 3600 | W56C | .5036ES1BJPW56C-S $284 P1A 26 115 3.50 60.0 11.500 115/208-230 39
3600 | W56J | .5036ES1BJPWS56J-S $300 P1B 24 115 3.50 58.0 12.000 115/208-230 39
3600 56C | .7536ES1BJP56C-S $320 P1A 29 115 4.00 66.0 12.720 115/208-230 39
075 | 05 3600 56J | .7536ES1BJP56J-S $330 P1B 29 115 4.00 64.0 13.220 115/208-230 39
3600 56C | 00136ES1BJP56C-S $344 P1A 32 115 5.10 70.0 13.114 115/208-230 3,9
! 078 3600 56J | 00136ES1BJP56J-S $374 P1B 33 1.15 5.10 67.0 13.614 115/208-230 39
15 | 3600 56C | 00156ES1BJP56C-S $412 P1A 37 115 6.60 75.0 13.902 115/208-230 39
3600 56J | 00156ES1BJP56J-S $425 P1B 37 115 6.60 70.0 14.402 115/208-230 39
3600 | 56HC | 00236ES1BJP56C-S $487 P1A 42 1.15 8.70 74.0 14.295 115/208-230 39
2 1 3600 | 56HJ | 00236ES1BJP56J-S $486 P1B 42 1.15 8.70 74.0 14.795 115/208-230 39
3600 | 56HC | 00336ES1DJP56C-S $548 P1A 51 1.15 12.7 80.0 15.476 230 3,9
’ 22 3600 | 56HJ | 00336ES1DJP56J-S $557 P1B 53 115 12.7 80.0 15.976 230 3,9
TEFC - Footless
. hoprox. | o
HP kW RPM | Frame Catalog Number Pl}lif:te Symu:)t;ﬂ sw;zl:tg i‘;::vt'gf Fg?:;’:‘s FI(.%E)ﬁ Dimg:)sion Voltage (V) Notes
(Ibs)
3600 | W56C | .3336ES1BJPRW56C-S $282 P1A 24 115 2.60 54.0 11.106 115/208-230 | 3;9;20;51
033 1 0% 3600 | W56J | .3336ES1BJPRW56J-S $296 P1B 21 115 2.60 54.0 11.606 115/208-230 3;9;20
3600 | W56C | .5036ES1BJPRW56C-S $299 P1A 26 115 3.50 60.0 11.500 115/208-230 3;9;20
05 | 0¥ 3600 | W56J | .5036ES1BJPRW56J-S $305 P1B 24 115 3.50 60.0 12.000 115/208-230 3;9;20
075 | 055 3600 56C | .7536ES1BJPR56C-S $341 P1A 29 115 4.00 66.0 12.720 115/208-230 3;9;20
3600 56J | .7536ES1BJPR56J-S $336 P1B 29 1.15 4.00 64.0 13.220 115/208-230 3;9;20
» ! 075 3600 56C | 00136ES1BJPR56C-S $357 P1A 32 115 5.10 70.0 13.114 115/208-230 3;9;20
g 3600 56J | 00136ES1BJPR56J-S $386 P1B 32 115 5.10 67.0 13.614 115/208-230 3;9;20
§ . » 3600 56C | 00156ES1BJPR56C-S $432 P1A 37 115 6.60 75.0 13.902 115/208-230 3,9,20
3600 56J | 00156ES1BJPR56J-S $438 P1B 37 115 6.60 75.0 14.402 115/208-230 3;9,20
) 15 3600 56C | 00236ES1BJPR56C-S $494 P1A 42 1.15 8.70 77.0 14.295 115/208-230 3;9;,20
3600 56J | 00236ES1BJPR56J-S $498 P1B | 115 8.70 77.0 14.795 115/208-230 3;9;20
3600 56C | 00336ES1DJPR56C-S $555 P1A 51 1.15 12.7 80.0 15.476 230 3,9;20
3 22 3600 56J | 00336ES1DJPR56J-S $573 P1B 53 115 12.7 80.0 15.976 230 3;9;20

Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
A- 21 4 Www.weg. net Data subject to change without notice.
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= Pump Motors
@ JET PUMP SINGLE-PHASE (56C/56J FRAMES)

[Weq

ODP - Foot Mount

Approx.
HP kW RPM | Frame Catalog Number PLriist‘:te Symu::;ll sw::)igil:]tg sFZrcvti(t):: Fé?{':;’%s FI("'%Sﬁ Dimel::i:;n (in) Voltage (V) Notes
(Ibs)

0.33 | 0.25 | 3600 | W56J | .33360S1BJPW56J-S $254 P1B 19 1.75 2.50 59.0 10.366 115/208-230 39
05 | 0.37 | 3600 | W56J | .50360S1BJPW56J-S $258 P1B 22 1.60 3.30 65.0 10.760 115/208-230 3,9
0.75 | 0.55 | 3600 | W56J | .75360S1BJPW56J-S $296 P1B 25 1.50 4.80 68.3 11.154 115/208-230 39
1 0.75 | 3600 56J | 001360S1BJP56J-S $334 P1B 29 1.40 6.40 68.0 12.008 115/208-230 39
1.5 11 | 3600 56J | 001560S1BJP56J-S $382 P1B 33 1.30 8.60 72.0 12.402 115/208-230 39
2 15 | 3600 56J | 002360S1BJP56J-S $438 P1B 4 1.20 10.9 75.0 13.189 115/208-230 3,9
3 2.2 | 3600 56J | 003360S1DJP56J-S $499 P1B 46 1.15 13.2 78.0 13.976 230 3,9

ODP - Footless

_ Approx. | o
HP kW | RPM | Frame Catalog Number PLrIi?:te Synl::wti)l SV':IIepizlhntg S;:vt'g: Fémg:]s FI(',;/Sﬁ Dimg:)sion Voltage (V) Notes
(Ibs)
033 | 025 3600 | W56C | .33360S1BJPRW56C-S $237 P1A 19 1.75 2.50 59.0 9.866 115/208-230 | 3;9;20
3600 | W56J | .33360S1BJPRW56J-S $255 P1B 19 1.75 2.50 59.0 10.366 115/208-230 | 3;9;20
3600 | W56C | .50360S1BJPRW56C-S $255 P1A 21 1.60 3.30 65.0 10.260 115/208-230 | 3;9;20
05| 0% 3600 | W56J | .50360S1BJPRW56J-S $258 P1B 21 1.60 3.30 65.0 10.760 115/208-230 | 3;9;20
3600 | W56C | .75360S1BJPRWS56C-S $297 P1A 24 1.50 4.80 67.0 10.654 115/208-230 | 3;9;20
0.15 | 0% 3600 | W56J | .75360S1BJPRW56J-S $296 P1B 24 1.50 4.80 68.3 11.154 115/208-230 | 3;9;20
] 075 3600 | 56C | 001360S1BJPR56C-S $317 P1A 32 1.40 6.40 68.0 11.496 115/208-230 | 3;9;20
3600 | 56J | 001360S1BJPR56J-S $334 P1B 29 1.40 6.40 66.3 12.008 115/208-230 | 3;9;20
3600 | 56C | 001560S1BJPR56C-S $338 P1A 36 1.30 8.60 72.0 11.890 115/208-230 | 3;9;20
1 R 3600 | 56J | 001560S1BJPR56J-S $382 P1B 33 1.30 8.60 73.2 12.402 115/208-230 | 3;9;20
3600 | 56C | 002360S1BJPR56C-S $424 P1A 40 1.20 10.9 75.0 12.677 115/208-230 | 3;9;20
2 10 3600 | 56J | 002360S1BJPR56J-S $438 P1B 40 1.20 10.9 75.0 13.189 115/208-230 | 3;9;20
s 55 3600 | 56C | 003360S1DJPR56C-S $482 P1A 45 1.15 13.2 771 13.465 230 3;9;20
3600 | 56J | 003360S1DJPR56J-S $499 P1B 45 1.15 13.2 7741 13.976 230 3;9;20
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Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
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Pump Motors
JET PUMP THREE-PHASE (56C/56J FRAMES)
TEFC - Foot Mount

Approx. wpn
HP | KW | RPM | Frame | Catalog Number P"riiiz sc"m“::;ﬂ s‘m’;:‘tg SFZL"t'gf Fé’;'i';‘:f FL. Eff (%) Dim((iezl)sion Voltage (V) | Notes
(Ibs)
0.33 | 0.25 | 3600 | 56) | .3336ES3EJP56J-S $250 P1B 2% 1.15 0.60 62.0 11.654 | 208-230/460 9
0.5 | 037 | 3600 | 56J | .5036ES3EJP56J-S $267 P1B 26 1.15 0.80 68.0 12047 | 208-230/460 9
3600 | 56J | .7536ES3EJPS56J-S $301 P1B 27 1.15 1.10 720 12047 | 208-230/460 9
075 1 095 1" 0000 | 56J | .7536ES3HIP56J-S $301 PiB 27 1.15 0.90 720 12,047 575 9
o | ggp 3600 | WSBJ | OUTGETIEIPWSG)-S | 8434 PiB 25 115 150 785 11.606 230/460 9
3600 | W56J | 00136ET3HJPWS6J-S | $434 PiB 25 115 1.20 785 11.606 575 9
3600 | 56 | D01S6ET3EJP56J-S $473 P1B 41 115 1.90 84.0 13.614 230/460 9
YO 00 | ses | 00156ET3HIPSBSS | $473 P1B 41 1.15 1,50 84.0 13.614 575 9
3600 | 56 | 00236ET3EJP56J-S $535 P1B 46 1.15 2.50 855 14.402 230/460 9
21" 00 | 560 | 00236ET3HIPSBIS | $535 P1B 4% 1.15 2,00 855 14.402 575 9
4 | 5, | 3000 | 56 | OUS3ETIEISES-S $634 PiB 55 115 3.50 865 15.583 230/460 9
3600 | 56J | D0336ET3HJPS6J-S | $634 PiB 55 115 2.80 865 15.583 575 9
TEFC - Footless
) Approx. ) “gr
HP kW RPM | Frame Catalog Number PLrIi?:te sc"m“:;“ SV':II(:)izlhntg SFZL‘?:: F;‘;':;':]s FI(',;AE)ﬁ Dim(tie:)sion Voltage (V) Notes
(Ibs)
3600 | 56C | .3336ES3EJPRS6C-S $257 PIA 2 115 0.60 62.0 11142 | 208-230/460 | 9,20
033 1 025 7600 | 560 | 3336ESIEIPRSBI-S $268 P1B 2 115 0.60 62.0 11.654 | 208-230/460 | 9:20
o5 | g | 000 | S6C | SOGESIEIPRSEC-S $270 P1A 2 115 0.80 68.0 11535 | 208-230/460 | 9:20
3600 | 56) | 5036ES3EJPR56J-S $282 P1B 2% 1.15 0.80 68.0 12047 | 208-230/460 | 9;20
3600 | 56C | .7536ES3EJPRS6C-S $293 P1A 27 1.15 1.10 720 11535 | 208-230/460 | 9;20;51
075 1 0% 1000 | 56J | 7536ES3EIPREGIS $319 P1B 27 1.15 1.10 720 12.047 | 208-230/460 | 9,20
3600 | W56C | 00136ET3EJPRWS6C-S $425 PIA 25 115 150 785 11.106 230/460 9,20
U1 %7 3600 | Wsbd | 00136ETaEPRWSBI-S $434 P1B 25 115 150 785 11.606 230/460 9;20
3600 | 56C | 00156ET3EJPRSGC-S $455 P1A 39 115 1.90 84.0 13114 230/460 9;20
15 | 11 | 3600 | 56J | 00156ET3EJPRS6J-S $468 P1B M 1.15 1.90 84.0 13.614 230/460 9:20
g 3600 | 56) | 00156ET3HJPR56J-S $468 P1B M 1.15 150 84.0 13.614 575 9,20
E 3600 | 56C | 00236ET3EJPRSGC-S $490 P1A 46 1.15 2.50 85.5 13.901 230/460 9,20
§’ 2 | 1.5 | 3600 | 56) | 0023BET3EJPRS6J-S $525 P1B 46 115 2.50 855 14.402 230/460 9,20
3600 | 56) | 00236ET3HJPR56J-S $525 P1B 46 115 2.00 85.5 14.402 575 9;20
4 | 5, | 00| S6C | O033ETIEIPRSEC-S $602 PIA 55 115 3.50 86.5 15.083 230/460 9;20
3600 | 56) | 00336ET3EJPRS6J-S $624 P1B 55 1.15 3.50 86.5 15.583 230/460 9;20
TEFC - Footless Mount - Explosion Proof
Approx. wpn
HP | KW | RPM | Frame | Catalog Number List Mult. | Shipping | Service Aml;Ls @ | FL.Eff (%) Dime(;sion Voltage (V) Notes
Price Symbol Weight Factor High (in)
(Ibs)
05 | 037 | 3600 | 56J |.5036XS3EJPRS6J | $810 XF 2% 1.00 0.9 73.1 123 230/460 1:3:9;43;51
0.75 | 055 | 3600 | 56J | .7536XS3EJPRS6J | $835 XF 25 1.00 12 77.1 123 230/460 1;3,9;45
1 | 075 | 3600 | 560 |00136XT3EJPRS6J | $1,030 | XF 27 1.00 16 77 12.43 230/460 1,3,9;47
15 | 11 | 3600 | 56J | 00156XT3EJPRS6J | $1,105 | XF 30 1.00 2.1 84 13.3 230/460 1:3:9:49
2 | 15 | 3600 | 56J | 00236XT3EJPRSGJ | $1,153 | XF 35 1.00 27 855 133 230/460 1;3:9;51

Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
A- 21 6 Www.weg. net Data subject to change without notice.
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Pump Motors
JET PUMP THREE-PHASE (56C/56J FRAMES)

ODP - Foot Mount

Approx. P
HP kW RPM | Frame Catalog Number PLriif:te Sz"m“:;“ SVT;::? sg:'ti;: F;l:::::‘s FI(';ASﬁ Ding\)sion Voltage (V) Notes
(Ibs)
0.33 | 0.25 | 3600 | 56J | .33360S3EJP56J-S $224 P1B 21 1.75 0.60 68.0 10.827 208-230/460 9
3600 | 56J | .50360S3EJP56J-S $236 P1B 21 1.60 0.90 68.0 10.827 208-230/460 9
05 | 0% 3600 | 56J | .50360S3HJP56J-S $236 P1B 21 1.60 0.70 70.0 10.827 575 9
3600 | 56J | .75360S3EJP56J-S $27 P1B 24 1.50 1.20 72.0 11.220 208-230/460 9
015 | 0% 3600 | 56J | .75360S3HJP56J-S $271 P1B 24 1.50 1.00 72.0 11.220 575 9
; 075 3600 | 56J | 001360S3EJP56J-S $286 P1B 25 1.40 1.50 74.0 11.220 208-230/460 9
3600 | 56J | 001360S3HJP56J-S $286 P1B 25 1.40 1.20 75.5 11.220 575 9
3600 | 56J | 001560S3EJP56J-S $296 P1B 28 1.30 2.10 77.0 11.614 208-230/460 9
1 R 3600 | 56J | 001560S3HJP56J-S $296 P1B 28 1.30 1.70 77.0 11.614 575 9
3600 | 56HJ | 002360S3EJP56J-S $316 P1B 32 1.20 2.80 78.5 12.008 208-230/460 9
2 1 3600 | 56HJ | 002360S3HJP56J-S $316 P1B 32 1.20 2.30 785 12.008 575 9
3 - 3600 | 56HJ | 003360S3EJP56J-S $339 P1B 38 1.15 3.90 81.5 12.795 208-230/460 9
3600 | 56HJ | 003360S3HJP56J-S $339 P1B 38 1.15 3.10 81.5 12.795 575 9
ODP - Footless
) Apprt_)x. ) ugn
HP kW RPM | Frame Catalog Number Pl;li?:te Symu::bl svl:,';gmg sF:‘r:t'gf Fgﬁr:;%s FI(';ASﬁ Dimg:)sion Voltage (V) Notes
(Ibs)
3600 | 56C | .33360S3EJPR56C-S $220 P1A 22 1.75 0.60 68.0 10.315 208-230/460 | 9;20
033 | 0.5 3600 | 56J | .33360S3EJPR56J-S $229 P1B 21 1.75 0.60 66.0 10.827 208-230/460 | 9;20
o5 | 037 3600 | 56C | .50360S3EJPR56C-S $224 P1A 29 1.60 0.90 70.0 10.315 208-230/460 | 9;20
3600 | 56J | .50360S3EJPR56J-S $241 P1B 21 1.60 0.90 68.0 10.827 208-230/460 | 9;20
3600 | 56C | .75360S3EJPR56C-S $257 P1A 24 1.50 1.20 70.0 10.709 208-230/460 | 9;20
3600 | 56J | .75360S3EJPR56J-S $278 P1B 24 1.50 1.20 72.0 11.22 208-230/460 | 9;20
075 | 05 3600 | 56C | .75360S3HJPR56C-S $257 P1A 24 1.50 1.00 70.0 10.709 575 9;20 g
3600 | 56J | .75360S3HJPR56J-S $277 P1B 24 1.50 1.00 70.0 11.220 575 9;20 %_
3600 | 56C | 001360S3EJPR56C-S $274 P1A 25 1.40 1.50 75.5 10.709 208-230/460 | 9;20 5
1 078 3600 | 56J | 001360S3EJPR56J-S $287 P1B 25 1.40 1.50 74.0 11.220 208-230/460 | 9;20
3600 | 56C | 001560S3EJPR56C-S $290 P1A 28 1.30 2.10 77.0 11.102 208-230/460 | 9;20
1.5 1.1 | 3600 | 56J | 001560S3EJPR56J-S $305 P1B 28 1.30 2.10 77.0 11.614 208-230/460 | 9;20
3600 | 56C | 001560S3HJPR56C-S $290 P1A 28 1.30 1.70 77.0 11.102 575 9;20
3600 | 56C | 002360S3EJPR56C-S $311 P1A 30 1.20 2.80 78.5 11.496 208-230/460 | 9;20
3600 | 56J | 002360S3EJPR56J-S $321 P1B 32 1.20 2.80 78.5 12.008 208-230/460 | 9;20
2 ' 3600 | 56C | 002360S3HJPR56C-S $311 P1A 30 1.20 2.30 78.5 11.496 575 9;20
3600 | 56J | 002360S3HJPR56J-S $321 P1B 32 1.20 2.30 785 12.008 575 9;20
3 - 3600 | 56C | 003360S3EJPR56C-S $332 P1A 35 1.15 3.90 81.5 12.283 208-230/460 | 9;20
3600 | 56J | 003360S3EJPR56J-S $350 P1B 38 1.15 3.90 81.5 12.795 208-230/460 | 9;20

Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://wamwmweggmedt
Data subject to change without notice. Can’t find what you are Iooking for? Call 1-800-ASK-4WEG (275-4934) A-21 7
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Pump Motors

CLOSE-COUPLED PUMP MOTORS

ODP - Three Phase

WEG Open Drip Proof motors are designed to meet
demanding applications in environments where dirt and
humidity are minimal. These motors are specifically designed

to provide maximum ventilation and heat dissipation. Inverter Rated: 1000 : 1 for variable torque

Features that make a difference:

e For rolled steel motors: 50/60 Hz rated (380V on Nameplate - 400/415 Available - Same Horse Power at 50 Hz with a
1.0 Service Factor)

e For W40 - cast iron motors: Nameplated 50 Hz at reduced HP IE3 efficiency and CE mark (10-60HP)
¢ Class F insulation (Impregnation Resin and Magnet wire are class H)

¢ F1 Mounted (Cast Iron Frame motors are F2 convertible)

¢ Stainless Steel Nameplate - Laser etched with high contrast background (Cast Iron Frame only)

¢ Regreasable ball bearings (Frames 254JM/JP and up)

e AEGIS Ring™ inside available

TEFC - Three Phase

High performance with maximum energy efficiency, this is the
meaning of the new WEG electric motor. High efficiency and
Low cost of Ownership throughout the entire motor lifetime
have been the basis for the W22 development. A design
created to anticipate concepts on performance and energy

savings. Inverter Rated: 1000 : 1 for variable torque

WEG’s W22 cast iron platform has an improved cooling
system and solid feet for cooler operation and reduced
vibration and noise extending the life of the motor. Features that make a difference:

Standard Features: e 1.25 Service Factor

« 50/60 Hz rated (380V on Nameplate - 400/415 Available - - Qe vemillilon s el Ceeler
Same Horse Power at 50 Hz with a 1.0 Service Factor)

operation and reduced noise levels

e Class F insulation (Impregnation Resin and Magnet wire are * Solid base for reduced vibration levels

class H) e NPT Threaded terminal box
¢ F1 Mounted (Cast Iron frames are F2 convertible) * AEGIS Ring" inside available

e Stainless Steel Nameplate - Laser etched with high contrast
background (cast iron fram only)

e Regreasable ball bearings (Frames 254JM/JP and up)

e Gasketed conduit box

e Class |, Div. 2, Groups A, B, C & D - T3, Class Il, Div 2,
Groups F & G -T3C

Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
A- 21 8 Www.weg. net Data subject to change without notice.
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JM - TEFC - Single-Phase

Pump Motors

CLOSE-COUPLED PUMP TEFC MOTORS

Approx.
R i N R ilcn
List Mult. Shipping Service | FL Amps FL. Eff . .
HP kW RPM Frame Catalog Number Price Symbol Weight Factor @ High %) Dmgnsmn Voltage (V) Notes
(in)
(Ibs)
1 0.75 | 3600 | 143/5JM | 00136ES1E143JM-W22 $682 P1 51 1.15 2.4 70 16.811 208-230/460
15 11 3600 | 143/5JM | 00156ES1E143JM-W22 $729 P1 53 1.15 3.4 74 16.811 208-230/460
' ' 1800 | 143/5JM | 00158ES1E145JM-W22 $754 P1 69 1.15 3.38 7 16.811 208-230/460
2 1.5 1800 | 143/5JM | 00218ES1E145JM-W22 $814 P1 70 1.15 4.56 78.5 16.811 208-230/460
3600 | 143/5JM | 00336ES1C145JM-W22 $1,076 P1 72 1.15 12.6 78.5 16.811 208-230
3 2.2 1800 | 182/4JM | 00318ES1E184JM-W22 $1,182 P1 108 1.15 6.9 7 18.543 208-230/460
1800 | 182/4JM | 00318ES1B184JM-W22 $1,182 P1 108 1.15 15.1 7 18.543 115/208-230
3 3600 | 182/4JM | 00536ES1C184JM-W22 $1,457 P1 110 1.15 19 85.5 18.543 208-230
5 7
1800 | 182/4JM | 00518ES1B184JM-W22 $1,430 P1 127 1.15 22.4 78 18.543 115/208-230
75 55 3600 | 213/5JM | 00736ES1C213JM-W22 $1,641 P1 169 1.15 28.3 85.5 20.354 208-230
’ ) 1800 | 213/5JM | 00718ES1C215JM-W22 $1,766 P1 185 1.15 31.7 83 20.354 208-230
10 1800 | 213/5JM | 01018ES1E215JM-W22 $2,057 P1 194 1.15 20.4 84 20.354 208-230/460
7.5
1800 | 213/5JM | 01018ES1C215JM-W22 $2,057 P1 197 1.15 40.9 84 20.354 208-230
4
2
[=}
=
=N
E
&
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Pump Motors
CLOSE-COUPLED PUMP TEFC MOTORS
JP - TEFC - Single-Phase

Approx. “wen
WP | kw | RPM | Frame Catalog Number st sy""n'::;“ S‘;‘,‘;';‘,']‘f Service Fg‘:,'i';':f Ft;f)” Dim((iazl)sion Voltage (V) | Notes
(Ibs)
0.5 0.37 | 3600 | 143/5JP | .5036ES1E143JP-W22 $668 P1 51 1.15 1.47 57.7 19.882 208-230/460
15 1.1 3600 | 143/5JP | 00156ES1E143JP-W22 $729 P1 53 1.15 3.40 74.0 19.882 208-230/460
3600 | 143/5JP | 00236ES1E145JP-W22 $770 P1 69 1.15 4.50 77.0 19.882 208-230/460
2 15 1800 | 143/5JP | 00218ES1E145JP-W22 $814 P1 69 1.15 4.56 78.5 19.882 208-230/460
3600 | 143/5JP | 00336ES1E145JP-W22 $1,076 P1 61 1.15 6.25 78.5 19.882 208-230/460
3 2.2 1800 | 182/4JP | 00318ES1E184JP-W22 $1,182 P1 103 1.15 6.90 77.0 21.614 208-230/460
1800 | 182/4JP | 00318ES1B184JP-W22 $1,182 P1 103 1.15 15.1 77.0 21.614 115/208-230
3600 | 182/4JP | 00536ES1E184JP-W22 $1,457 P1 108 1.15 9.50 85.5 21.614 208-230/460
3600 | 182/4JP | 00536ES1B184JP-W22 $1,457 P1 103 1.15 20.8 84.0 21.614 115/208-230
° 3 1800 | 182/4JP | 00518ES1E184JP-W22 $1,430 P1 116 1.15 10.7 80.0 21.614 208-230/460
1800 | 182/4JP | 00518ES1B184JP-W22 $1,430 P1 140 1.15 22.4 78.0 21.614 115/208-230
3600 | 213/5JP | 00736ES1E213JP-W22 $1,641 P1 169 1.15 14.1 85.5 24.212 208-230/460
7 5% 1800 | 213/5JP | 00718ES1E215JP-W22 $1,762 P1 183 1.15 15.0 83.0 24.212 208-230/460
3600 | 213/5JP | 01036ES1E215JP-W22 $2,172 P1 175 1.15 19.4 86.5 24.212 208-230/460
10 7.5 3600 | 213/5JP | 01036ES1C215JP-W22 $2,172 P1 175 1.15 38.9 86.5 24.212 208-230
1800 | 213/5JP | 01018ES1E215JP-W22 $2,057 P1 199 1.15 20.4 84.0 24.212 208-230/460

o
=
=
°
=
=)
=
=
7]
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JM - TEFC - Three-Phase

Pump Motors
‘ CLOSE-COUPLED PUMP TEFC MOTORS

) Approx. ) FL “c”
HP kW RPM Frame Catalog Number PLrIi?:te S:\{nmu::;)l S\Il:llepizlhntg SFZr(:’tlgf A':Ps @ FI(',;A)F;ﬁ Dimt?nsion Voltage (V) Notes
(Ibs) igh (in)

1800 | 143/5JM | 00118ET3E143JM-S $613 P1S 45 115 1.50 85.5 16.102 230/460 9
1800 | 143/5JM | 00118ET3H143JM-S $613 P1S 45 1.15 1.20 85.5 16.102 575 9
1800 | 143/5JM | 00118ET3V143JM-S $613 P1S 45 1.15 1.70 85.5 16.102 200/400 9

1 0.75 1800 | 143/5JM | 00118ET3E143JM-W22 | $613 P1 55 1.25 1.47 85.5 15.675 230/460
1800 | 143/5JM | 00118ET3H143JM-W22 | $613 P1 55 1.25 1.18 85.5 15.675 575
1200 | 143/5JM | 00112ET3E145JM-S $700 P1S 45 1.15 1.60 82.5 16.102 230/460 9
1200 143/5JM | 00112ET3E145JM-W22 $700 P1 62 1.25 1.73 82.5 15.675 230/460
3600 | 143/5JM | 00156ET3E143JM-S $710 P1S 4 1.15 1.90 84.0 15.709 230/460 9
3600 | 143/5JM | 00156ET3E143JM-W22 | $710 P1 57 1.25 1.96 84.0 15.675 230/460
1800 | 143/5JM | 00158ET3E145JM-S $643 P1S 47 1.15 2.00 86.5 16.102 230/460 9
1800 | 143/5JM | 00158ET3H145JM-S $643 P1S 47 1.15 1.60 86.5 16.102 575 9

15 1.1 1800 | 143/5JM | 00158ET3V145JM-S $643 P1S 47 1.15 2.30 86.5 16.102 200/400 9

1800 | 143/5JM | 00158ET3E145JM-W22 | $643 P1 61 1.25 2.02 86.5 15.675 230/460
1800 143/5JM | 00158ET3H145JM-W22 $643 P1 61 1.25 1.62 86.5 15.675 575
1200 | 182/4JM | 00152ET3E182JM-S $909 P1S 84 1.15 2.20 87.5 17.835 230/460 9
1200 | 182/4JM | 00152ET3E182JM-W22 | $909 P1 99 1.25 2.54 87.5 17.411 230/460
3600 | 143/5JM | 00236ET3E145JM-S $683 P1S 47 115 2.50 85.5 16.496 230/460 9
3600 | 143/5JM | 00236ET3H145JM-S $683 P1S 47 1.15 2.00 85.5 16.496 575 9;51
3600 | 143/5JM | 00236ET3V145JM-S $683 P1S 47 115 2.80 85.5 16.496 200/400 9
3600 | 143/5JM | 00236ET3E145JM-W22 | $683 P1 61 1.25 2.56 85.5 15.675 230/460
3600 | 143/5JM | 00236ET3H145JM-W22 | $683 P1 58 1.25 2.05 85.5 15.675 575
1800 | 143/5JM | 00218ET3E145JM-S $707 P1S 50 115 2.70 86.5 16.496 230/460 9

? 1 1800 | 143/5JM | 00218ET3H145JM-S $707 P1S 50 115 2.20 86.5 16.496 575 9
1800 | 143/5JM | 00218ET3V145JM-S $707 P1S 50 1.15 3.10 86.5 16.496 200/400 9
1800 | 143/5JM | 00218ET3E145JM-W22 | $707 P1 62 1.25 2.76 86.5 15.675 230/460
1800 143/5JM | 00218ET3H145JM-W22 $707 P1 62 1.25 2.21 86.5 15.675 575
1200 | 182/4JM | 00212ET3E184JM-S $1,021 P1S 97 1.15 3.00 88.5 18.622 230/460 9
1200 | 182/4JM | 00212ET3E184JM-W22 | $1,021 P1 105 1.25 3.23 88.5 17.411 230/460 39
3600 | 143/5JM | 00336ET3E145JM-S $897 P1S 56 1.15 3.50 86.5 17.677 230/460 9;12 g
3600 | 143/5JM | 00336ET3H145JM-S $897 P1S 56 115 2.80 86.5 17.677 575 9;12 %
3600 | 182/4JM | 00336ET3E182JM-S $918 P1S 70 1.15 3.70 86.5 17.048 230/460 9 5
3600 | 182/4JM | 00336ET3H182JM-S $918 P1S 70 115 2.90 86.5 17.048 575 9
3600 | 143/5JM | 00336ET3E145JM-W22 | $764 P1 60 1.25 3.71 86.5 15.675 230/460 12
3600 | 143/5JM | 00336ET3H145JM-W22 | $764 P1 60 1.25 297 86.5 15.675 575 12
3600 | 182/4JM | 00336ET3E182JM-W22 | $918 P1 101 1.25 3.63 86.5 17.411 230/460
3600 | 182/4JM | 00336ET3H182JM-W22 | $918 P1 101 1.25 2.90 86.5 17.411 575

3 22 1800 | 182/4JM | 00318ET3E182JM-S $1,022 P1S 101 1.15 3.80 89.5 19.409 2307460 9
1800 | 182/4JM | 00318ET3H182JM-S $1,022 P1S 101 115 3.10 89.5 19.409 575 9
1800 | 182/4JM | 00318ET3V182JM-S $1,022 P1S 101 115 4.40 89.5 19.409 200/400 9
1800 | 182/4JM | 00318ET3E182JMV-S $1,080 P1S 101 1.15 3.80 89.5 20.749 230/460 9;15
1800 | 182/4JM | 00318ET3E182JM-W22 | $1,022 P1 97 1.25 3.91 89.5 17.411 230/460
1800 | 182/4JM | 00318ET3H182JM-W22 | $1,022 P1 96 1.25 3.13 89.5 17.411 575
1200 | 213/5JM | 00312ET3E213JM-S $1,423 P1S 147 1.15 4.20 89.5 20.433 230/460 9
1200 | 213/5JM | 00312ET3E213JM-W22 | $1,423 P1 160 1.25 4.41 89.5 20.392 230/460

continued on next page
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Pump Motors [ Bl
CLOSE-COUPLED PUMP TEFC MOTORS
JM - TEFC - Three-Phase - continued

) Approx. ) FL “g
HP kW RPM Frame Catalog Number PI}Iif:te Syr::;)l s\?\llepig:ltg i:vt':f A'EPS @ FI(',;Asﬁ Dimgnsion Voltage (V) Notes
(Ibs) igh (in)
3600 | 182/4JM | 00536ET3E184JM-S $1,075 P1S 79 115 5.90 88.5 18.228 230/460 9
3600 | 182/4JM | 00536ET3H184JM-S $1,075 P1S 90 115 470 88.5 18.228 575 9
3600 | 182/4JM | 00536ET3P184JM-S $1,075 P1S 90 1.15 13.6 88.5 18.228 200 9
3600 | 182/4JM | 00536ET3V184JM-S $1,075 P1S 79 1.15 6.80 88.5 19.409 200/400 9
3600 | 182/4JM | 00536ET3E184JMV-S $1,247 P1S 79 1.15 5.90 88.5 19.606 230/460 9;15;51
3600 | 182/4JM | 00536ET3E184JM-W22 | $1,075 P1 108 1.25 5.90 88.5 17.411 230/460
3600 182/4JM | 00536ET3H184JM-W22 | $1,075 P1 107 1.25 472 88.5 17.411 575
1800 | 182/4JM | 00518ET3E184JM-S $1,141 P1S 94 115 6.50 89.5 19.409 230/460 9
5 37 1800 | 182/4JM | 00518ET3H184JM-S $1,141 P1S 94 1.15 5.20 89.5 19.409 575 9
1800 | 182/4JM | 00518ET3P184JM-S $1,141 P1S 94 1.15 14.9 89.5 19.409 200 9
1800 | 182/4JM | 00518ET3V184JM-S $1,141 P1S 94 1.15 7.50 89.5 19.409 200/400 9
1800 | 182/4JM | 00518ET3E184JMV-S $1,199 P1S 94 115 6.50 89.5 20.749 230/460 9;15
1800 182/4JM | 00518ET3E184JM-W22 | $1,141 P1 106 1.25 6.45 89.5 17.411 230/460
1800 182/4JM | 00518ET3H184JM-W22 | $1,141 P1 106 1.25 5.16 89.5 17.411 575
1800 | 182/4JM | 00518ET3P184JM-W22 | $1,141 P1 106 1.25 14.8 89.5 17.411 200
1200 | 213/5JM | 00512ET3E215JM-S $1,769 P1S 163 1.15 6.70 89.5 21.220 230/460 9
1200 | 213/5JM | 00512ET3E215JM-W22 | $1,769 P1 180 1.25 6.83 89.5 20.392 230/460
3600 | 182/4JM | 00736ET3E184JM-S $1,313 P1S 102 1.15 8.60 89.5 18.622 230/460 9;12
3600 | 213/5JM | 00736ET3E213JM-S $1,419 P1S 134 1.15 8.70 89.5 20.039 230/460 9
3600 | 182/4JM | 00736ET3H184JM-S $1,313 P1S 102 115 6.90 89.5 18.622 575 9
3600 | 213/5JM | 00736ET3H213JM-S $1,419 P1S 133 115 6.90 89.5 20.039 575 9
3600 | 213/5JM | 00736ET3V213JM-S $1,419 P1S 152 1.15 10.0 89.5 20.039 200/400 9
3600 | 182/4JM | 00736ET3E184JM-W22 | $1,313 P1 108 1.25 8.76 89.5 17.411 230/460 12
3600 | 182/4JM | 00736ET3H184JM-W22 | $1,313 P1 108 1.25 7.01 89.5 17.411 575 12
3600 | 213/5JM | 00736ET3E213JM-W22 | $1,419 P1 168 1.25 8.76 89.5 20.392 230/460
75 55 3600 | 213/5JM | 00736ET3H213JM-W22 | $1,419 P1 163 1.25 7.01 89.5 20.392 575
1800 | 213/5JM | 00718ET3E213JM-S $1,519 P1S 139 115 9.10 91.7 20.039 230/460 9
1800 | 213/5JM | 00718ET3H213JM-S $1,519 P1S 139 115 7.30 91.7 20.039 575 9
g 1800 | 213/5JM | 00718ET3P213JM-S $1,519 P1S 139 1.15 20.8 91.7 20.039 200 9;51
% 1800 | 213/5JM | 00718ET3V213JM-S $1,519 P1S 139 1.15 10.4 91.7 20.039 200/400 9
3’ 1800 | 213/5JM | 00718ET3E213JM-W22 | $1,519 P1 180 1.25 9.18 91.7 20.392 230/460
1800 213/5JM | 00718ET3H213JM-W22 | $1,519 P1 179 1.25 7.34 91.7 20.392 575
1200 | 254/6JM | 00712ET3E254JM-S $2,455 P1S 247 1.15 10.0 91.0 24.055 230/460 9
1200 | 254/6JM | 00712ET3E254JM-W22 | $2,455 P1 319 1.25 9.48 91.0 26.226 230/460
3600 | 213/5JM | 01036ET3E215JM-S $1,769 P1S 164 1.15 115 90.2 21.220 230/460 9
3600 | 213/5JM | 01036ET3H215JM-S $1,769 P1S 183 115 9.20 90.2 21.220 575 9
3600 | 213/5JM | 01036ET3V215JM-S $1,769 P1S 179 1.15 13.2 90.2 22.795 200/400 9
3600 | 213/5JM | 01036ET3E215JM-W22 | $1,769 P1 185 1.25 11.6 90.2 20.392 230/460
3600 | 213/5JM | 01036ET3H215JM-W22 | $1,769 P1 185 1.25 9.28 90.2 20.392 575
1800 | 213/5JM | 01018ET3E215JM-S $1,792 P1S 151 115 12.2 91.7 20.433 230/460 9
10 & 1800 | 213/5JM | 01018ET3H215JM-S $1,792 P1S 151 1.15 9.80 91.7 20.433 575 9
1800 | 213/5JM | 01018ET3V215JM-S $1,792 P1S 151 1.15 14.0 91.7 20.433 200/400 9
1800 | 213/5JM | 01018ET3E215JM-W22 | $1,792 P1 193 1.25 12.4 91.7 20.392 230/460
1800 | 213/5JM | 01018ET3H215JM-W22 | $1,792 P1 193 1.25 9.92 91.7 20.392 575
1200 | 254/6JM | 01012ET3E256JM-S $2,979 P1S 278 1.15 13.8 91.0 24.843 230/460 9
1200 | 254/6JM | 01012ET3E256JM-W22 | $2,979 P1 327 1.25 12.9 91.0 26.226 230/460
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mE 1 Pump Motors

CLOSE-COUPLED PUMP TEFC MOTORS

JM - TEFC - Three-Phase - continued

. Approx. ) FL “g
HP kW RPM Frame Catalog Number Pl;liite Sme“:;“ s‘:'\;;z:'tg s&:vt':f AI‘:PS @ FI(";A]E)ﬁ Dimt_ansion Voltage (V) Notes
(Ibs) igh (in)

3600 | 213/5JM | 01536ET3E215JM-S $2,058 P1S 178 1.15 17.0 91.0 22.795 230/460 9,12
3600 | 213/5JM | 01536ET3H215JM-S $2,058 P1S 178 1.15 13.6 91.0 22.795 575 9,12
3600 | 213/5JM | 01536ET3V215JM-S $2,058 P1S 178 1.15 19.5 91.0 22.795 200/400 9,12
3600 | 213/5JM | 01536ET3E215JM-W22 | $2,058 P1 187 1.25 17.0 91.0 20.392 230/460 12
3600 | 213/5JM | 01536ET3H215JM-W22 | $2,058 P1 185 1.25 13.8 91.0 20.392 575 12
3600 | 254/6JM | 01536ET3E254JM-S $2,214 P1S 216 1.15 17.4 91.0 24.055 230/460 9,12
3600 | 254/6JM | 01536ET3H254JM-S $2,214 P1S 216 1.15 13.9 91.0 24.055 575 9
3600 | 254/6JM | 01536ET3V254JM-S $2,214 P1S 216 1.15 20.0 91.0 24.055 200/400 9

" B 3600 | 254/6JM | 01536ET3E254JM-W22 | $2,214 P1 301 1.25 17.2 91.0 26.226 230/460
3600 | 254/6JM | 01536ET3H254JM-W22 | $2,214 P1 300 1.25 13.8 91.0 26.226 575
1800 | 254/6JM | 01518ET3E254JM-S $2,609 P1S 249 1.15 18.2 92.4 24.055 230/460 9
1800 | 254/6JM | 01518ET3H254JM-S $2,609 P1S 249 1.15 14.6 92.4 24.055 575 9
1800 | 254/6JM | 01518ET3V254JM-S $2,609 P1S 249 1.15 20.9 92.4 24.055 200/400 9
1800 | 254/6JM | 01518ET3E254JM-W22 | $2,609 P1 350 1.25 18.0 92.4 26.226 230/460
1800 | 254/6JM | 01518ET3H254JM-W22 | $2,609 P1 349 1.25 14.4 92.4 26.226 575
1200 | 284/6JM | 01512ET3E284JM-W22 | $3,912 P1 434 1.25 17.9 91.7 28.700 230/460
3600 | 254/6JM | 02036ET3E256JM-S $2,965 P1S 257 1.15 22.7 91.0 24.843 230/460 9
3600 | 254/6JM | 02036ET3H256JM-S $2,965 P1S 257 1.15 18.2 91.0 24.843 575 9
3600 | 254/6JM | 02036ET3V256JM-S $2,965 P1S 257 1.15 26.1 91.0 24.843 200/400 9;51
3600 | 254/6JM | 02036ET3E256JM-W22 | $2,965 P1 327 1.25 23.2 91.0 26.226 230/460
3600 | 254/6JM | 02036ET3H256JM-W22 | $2,965 P1 325 1.25 18.6 91.0 26.226 575

20 15 1800 | 254/6JM | 02018ET3E256JM-S $2,857 P1S 279 1.15 24.7 93.0 24.843 230/460 9
1800 | 254/6JM | 02018ET3H256JM-S $2,857 P1S 279 1.15 19.8 92.4 24.843 575 9
1800 | 254/6JM | 02018ET3V256JM-S $2,857 P1S 279 1.15 28.4 93.0 24.843 200/400 9
1800 | 254/6JM | 02018ET3E256JM-W22 | $2,857 P1 399 1.25 241 93.0 26.226 230/460
1800 | 254/6JM | 02018ET3H256JM-W22 | $2,857 P1 398 1.25 19.3 93.0 26.226 575
1200 | 284/6JM | 02012ET3E286JM-W22 | $4,940 P1 461 1.25 242 91.7 28.700 230/460
3600 | 254/6JM | 02536ET3E256JM-S $3,231 P1S 267 1.15 28.5 91.7 24.843 230/460 9
3600 | 254/6JM | 02536ET3H256JM-S $3,231 P1S 267 1.15 22.8 91.7 24.843 575 9 g
3600 | 254/6JM | 02536ET3V256JM-S $3,231 P1S 267 1.15 32.8 91.7 24.843 200/400 9 %
3600 | 254/6JM | 02536ET3E256JM-W22 | $3,231 P1 375 1.00 28.1 91.7 26.226 230/460 5
3600 | 254/6JM | 02536ET3H256JM-W22 | $3,231 P1 374 1.00 225 91.7 26.226 575

2 189 3600 | 284/6JM | 02536ET3E284JM-W22 | $3,619 P1 421 1.25 28.5 91.7 28.700 230/460
3600 | 284/6JM | 02536ET3H284JM-W22 | $3,619 P1 416 1.25 22.8 91.7 28.700 575
1800 | 284/6JM | 02518ET3E284JM-W22 | $3,734 P1 452 1.25 29.5 93.6 28.700 230/460
1800 | 284/6JM | 02518ET3H284JM-W22 | $3,734 P1 451 1.25 23.6 93.6 28.700 575
1200 | 324/6JM | 02512ET3E324JM-W22 | $5,546 P1 598 1.25 30.4 93.0 29.645 230/460
3600 | 284/6JM | 03036ET3E286JM-W22 | $4,539 P1 439 1.25 33.8 91.7 28.700 230/460
3600 | 284/6JM | 03036ET3H286JM-W22 | $4,539 P1 439 1.25 27.0 91.7 28.700 575

30 22 1800 | 284/6JM | 03018ET3E286JM-W22 | $4,096 P1 490 1.25 35.1 93.6 28.700 230/460
1800 | 284/6JM | 03018ET3H286JM-W22 | $4,096 P1 490 1.25 28.1 93.6 28.700 575 51
1200 | 324/6JM | 03012ET3E326JM-W22 | $6,686 P1 636 1.25 36.2 93.0 29.645 230/460
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Pump Motors [ Bl
CLOSE-COUPLED PUMP TEFC MOTORS
JM - TEFC - Three-Phase - continued

_ foprox. || e
HP kw RPM Frame Catalog Number PLrIi?:te Symu:;)l S\'A‘llepizll:]tg SFZrcvtI:: Am!)s @ FI(',;/Sﬁ Dimgnsion Voltage (V) Notes
(Ibs) High (in)
3600 | 284/6JM | 04036ET3E286JM-W22 | $5,368 P1 469 1.00 45.8 92.4 28.700 230/460 37
3600 | 284/6JM | 04036ET3H286JM-W22 | $5,368 P1 586 1.00 36.6 92.4 28.700 575 37,51
3600 | 324/6JM | 04036ET3E324JM-W22 | $5,534 P1 605 1.25 45.8 92.4 29.645 230/460
40 30 3600 | 324/6JM | 04036ET3H324JM-W22 | $5,534 P1 604 1.25 36.6 92.4 29.645 575 51
1800 | 324/6JM | 04018ET3E324JM-W22 | $5,316 P1 628 1.25 471 941 29.645 230/460
1800 | 324/6JM | 04018ET3H324JM-W22 | $5,316 P1 621 1.25 377 941 29.645 575 51
1200 | 364/5JM | 04012ET3E364JM-W22 | $8,807 P1 1023 1.25 46.5 94.1 33.031 230/460
3600 | 324/6JM | 05036ET3E326JM-W22 | $6,622 P1 623 1.25 56.1 93.0 29.645 230/460
1800 | 324/6JM | 05018ET3E326JM-W22 | $6,513 P1 651 1.25 59.2 94.5 29.645 230/460
% i 1800 | 324/6JM | 05018ET3H326JM-W22 | $6,513 P1 648 1.25 47.4 94.5 29.645 575
1200 | 364/5JM | 05012ET3E365JM-W22 | $10,551 P1 1040 1.25 57.4 94.1 33.031 230/460
3600 | 324/6JM | 06036ET3E326JM-W22 | $7,699 P1 630 1.00 70.2 93.6 29.645 230/460 37
3600 | 364/5JM | 06036ET3E364JM-W22 | $8,261 P1 985 1.25 67.0 93.6 33.832 230/460
60 45 3600 | 364/5JM | 06036ET3H364JM-W22 | $8,261 P1 9 1.25 53.6 93.6 33.832 575
1800 | 364/5JM | 06018ET3E364JM-W22 | $8,912 P1 1048 1.25 68.3 95.0 33.031 230/460
1800 | 364/5JM | 06018ET3H364JM-W22 | $8,912 P1 1037 1.25 54.6 95.0 33.031 575
3600 | 364/5JM | 07536ET3E365JM-W22 | $11,124 P1 989 1.25 81.9 93.6 33.832 230/460
3600 | 364/5JM | 07536ET3H365JM-W22 | $11,124 P1 992 1.25 65.5 93.6 33.832 575
B % 1800 | 364/5JM | 07518ET3E365JM-W22 | $10,057 P1 1065 1.25 84.1 95.4 33.031 230/460
1800 | 364/5JM | 07518ET3H365JM-W22 | $10,057 P1 1039 1.25 67.3 95.4 33.031 575
3600 | 404/5TCZ | 10036ET3E405JM-W22 | $13,093 P1 1220 1.25 110 941 37.724 230/460
3600 | 404/5TCZ | 10036ET3G405JM-W22 | $13,093 P1 1215 1.25 110 941 37.724 460
10 " 1800 | 404/5TCZ | 10018ET3E405JM-W22 | $12,300 P1 1321 1.25 11 95.4 37.724 230/460
1800 | 404/5TCZ | 10018ET3G405JM-W22 | $12,300 P1 1318 1.25 11 95.4 37.724 460
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Pump Motors
CLOSE-COUPLED PUMP TEFC MOTORS

JP - TEFC - Three-Phase

Approx. wp
WP | kW | RPM | Frame | Catalog Number st symugbl SV';,‘;';L"E service Fg‘:,'i';';f Ft,:/f)" Ding)sion Voltage (V) | Notes
(Ibs)

1800 | 143/5JP | 00118ET3E143JP-S $624 P1S 50 1.15 1.50 85.5 19.173 230/460 9
1800 | 143/5JP | 00118ET3E143JP-W22 $624 P1 53 1.25 1.47 85.5 18.736 230/460

! 07 1200 | 143/5JP | 00112ET3E145JP-S $714 P1S 47 1.15 1.60 82.5 19.173 230/460 9
1200 | 143/5JP | 00112ET3E145JP-W22 $714 P1 55 1.25 1.73 82.5 18.736 230/460
3600 | 143/5JP | 00156ET3E143JP-S $649 P1S 46 1.15 1.90 84.0 18.780 230/460 9
3600 | 143/5JP | 00156ET3E143JP-W22 $649 P1 51 1.25 1.96 84.0 18.736 230/460
1800 | 143/5JP | 00158ET3E145JP-S $653 P1S 52 1.15 2.00 86.5 19.173 230/460 9

15 R 1800 | 143/5JP | 00158ET3E145JP-W22 $653 P1 58 1.25 2.02 86.5 18.736 230/460

1200 | 182/4JP | 00152ET3E182JP-S $924 P1S 86 1.15 2.20 87.5 20.906 230/460 9
1200 | 182/4JP | 00152ET3E182JP-W22 $924 P1 74 1.25 2.54 87.5 20.475 230/460
3600 | 143/5JP | 00236ET3E145JP-S $694 P1S 52 1.15 2.50 85.5 19.567 230/460 9
3600 | 143/5JP | 00236ET3E145JP-W22 $694 P1 59 1.25 2.56 85.5 18.736 230/460
1800 | 143/5JP | 00218ET3E145JP-S $718 P1S 55 1.15 2.70 86.5 19.567 230/460 9

2 18 1800 | 143/5JP | 00218ET3E145JP-W22 $718 P1 59 1.25 2.76 86.5 18.736 230/460
1200 | 182/4JP | 00212ET3E184JP-S $1,040 P1S 100 1.15 3.00 88.5 21.693 230/460 9
1200 | 182/4JP | 00212ET3E184JP-W22 $1,040 P1 91 1.25 3.23 88.5 20.475 230/460
3600 | 143/5JP | 00336ET3E145JP-S $915 P1S 61 1.15 3.50 86.5 20.748 230/460 9;12
3600 | 143/5JP | 00336ET3E145JP-W22 $915 P1 61 1.25 3.7 86.5 18.736 230/460 12
3600 | 182/4JP | 00336ET3E182JP-S $933 P1S 70 1.15 3.70 86.5 20.906 230/460 9
3600 | 182/4JP | 00336ET3E182JP-W22 $933 P1 11 1.25 3.63 86.5 20.475 230/460
3600 | 182/4JP | 00336ET3H182JP-W22 $933 P1 103 1.25 2.90 86.5 20.475 575

3 22 1800 | 182/4JP | 00318ET3E182JP-S $1,041 P1S 108 1.15 3.80 89.5 22.480 230/460 9
1800 | 182/4JP | 00318ET3H182JP-S $1,041 P1S 108 1.15 3.10 89.5 22.480 575 9
1800 | 182/4JP | 00318ET3E182JP-W22 $1,041 P1 107 1.25 3.91 89.5 20.475 230/460
1800 | 182/4JP | 00318ET3H182JP-W22 $1,041 P1 100 1.25 3.13 89.5 20.475 575 51
1200 | 213/5JP | 00312ET3E213JP-S $1,449 P1S 152 1.15 4.20 89.5 24.291 230/460 9,51
1200 | 213/5JP | 00312ET3E213JP-W22 $1,449 P1 126 1.25 4.41 89.5 24.264 230/460
3600 | 182/4JP | 00536ET3E184JP-S $1,094 P1S 59 1.15 5.90 88.5 21.229 230/460 9
3600 | 182/4JP | 00536ET3E184JP-W22 $1,094 P1 118 1.25 5.90 88.5 20.475 230/460 g
3600 | 182/4JP | 00536ET3H184JP-W22 $1,094 P1 113 1.25 4.72 88.5 20.475 575 E:_
1800 | 182/4JP | 00518ET3E184JP-S $1,161 P1S 105 1.15 6.50 89.5 22.480 230/460 9 5

5 37 1800 | 182/4JP | 00518ET3H184JP-S $1,161 P1S 105 1.15 5.20 89.5 22.480 575 9
1800 | 182/4JP | 00518ET3E184JP-W22 $1,161 P1 117 1.25 6.45 89.5 20.475 230/460
1800 | 182/4JP | 00518ET3H184JP-W22 $1,161 P1 116 1.25 5.16 89.5 20.475 575 51
1200 | 213/5JP | 00512ET3E215JP-S $1,801 P1S 171 1.15 6.70 89.5 25.079 230/460 9,51
1200 | 213/5JP | 00512ET3E215JP-W22 $1,801 P1 193 1.25 6.83 89.5 24.264 230/460

continued on next page
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Pump Motors

[Weq

CLOSE-COUPLED PUMP TEFC MOTORS

JP - TEFC - Three-Phase - continued

Approx. oy
WP | KW | RPM | Frame | CatalogNumber | S0 . ot | e | e | T Dimg?‘l)sion Voltage (V) | Notes
(Ibs)
3600 | 182/4JP | 00736ET3E184JP-S $1,339 P1S 11 1.15 8.60 89.5 21.693 230/460 9,12
3600 | 182/4JP | 00736ET3E184JP-W22 $1,339 P1 118 1.25 8.76 89.5 20.475 2307460 12
3600 | 213/5JP | 00736ET3E213JP-S $1,445 P18 161 1.15 8.70 89.5 25.079 230/460 9,51
3600 | 213/5JP | 00736ET3H213JP-S $1,445 P18 161 1.15 6.90 89.5 25.079 575 9
3600 | 213/5JP | 00736ET3E213JP-W22 $1,445 P1 177 1.25 8.76 89.5 24.264 2307460
3600 | 213/5JP | 00736ET3H213JP-W22 $1,445 P1 168 1.25 7.01 89.5 24.264 575 51
7.5 55 | 1800 | 213/5JP | 00718ET3E213JP-S $1,543 P1S 148 1.15 9.10 91.7 23.898 230/460 9
1800 | 213/5JP | 00718ET3H213JP-S $1,543 P18 148 1.15 7.30 91.7 23.898 575 9,51
1800 | 213/5JP | 00718ET3V213JP-S $1,543 P18 148 1.15 10.4 91.7 23.898 2007400 9,51
1800 | 213/5JP | 00718ET3E213JP-W22 $1,543 P1 189 1.25 9.18 91.7 24.264 230/460
1800 | 213/5JP | 00718ET3H213JP-W22 $1,543 P1 188 1.25 7.34 91.7 24.264 575
1200 | 254/6JP | 00712ET3E254JP-S $2,495 P1S 256 1.15 10.0 91.0 26.929 230/460 9,51
1200 | 254/6JP | 00712ET3E254JP-W22 $2,495 P1 323 1.25 9.48 91.0 29.106 230/460
3600 | 213/5JP | 01036ET3E215JP-S $1,801 P18 184 1.15 11.5 90.2 25.079 230/460 9
3600 | 213/5JP | 01036ET3H215JP-S $1,801 P18 184 1.15 9.20 90.2 26.654 575 9
3600 | 213/5JP | 01036ET3E215JP-W22 $1,801 P1 195 1.25 11.6 90.2 24.264 230/460
3600 | 213/5JP | 01036ET3H215JP-W22 $1,801 P1 191 1.25 9.28 90.2 24.264 575
1800 | 213/5JP | 01018ET3E215JP-S $1,823 P1S 160 1.15 12.2 91.7 24.291 230/460 9
10 7.5 | 1800 | 213/5JP | 01018ET3H215JP-S $1,823 P1S 160 1.15 9.80 91.7 24.291 575 9
1800 | 213/5JP | 01018ET3V215JP-S $1,823 P1S 160 1.15 14.0 91.7 24.291 2007400 9,51
1800 | 213/5JP | 01018ET3E215JP-W22 $1,823 P1 203 1.25 12.4 91.7 24.264 230/460
1800 | 213/5JP | 01018ET3H215JP-W22 $1,823 P1 202 1.25 9.92 91.7 24.264 575
1200 | 254/6JP | 01012ET3E256JP-S $3,103 P18 287 1.15 13.8 91.0 27.7117 230/460 9
1200 | 254/6JP | 01012ET3E256JP-W22 $3,103 P1 326 1.25 12.9 91.0 29.106 230/460
3600 | 213/5JP | 01536ET3E215JP-S $2,099 P1S 179 1.15 17.0 91.0 26.654 230/460 9,12
3600 | 213/5JP | 01536ET3H215JP-S $2,099 P1S 179 1.15 13.6 91.0 26.654 575 9,12
3600 | 213/5JP | 01536ET3E215JP-W22 $2,099 P1 194 1.25 17.0 91.0 24.264 230/460 12
3600 | 254/6JP | 01536ET3E254JP-S $2,629 P18 217 1.15 17.4 91.0 26.929 230/460 9
§ 3600 | 254/6JP | 01536ET3V254JP-S $2,629 P18 217 1.15 20.0 91.0 26.929 2007400 9
; 3600 | 254/6JP | 01536ET3E254JP-W22 $2,629 P1 305 1.25 17.2 91.0 29.106 2307460
§ 15 1 3600 | 254/6JP | 01536ET3H254JP-W22 $2,629 P1 302 1.25 13.8 91.0 29.106 575
1800 | 254/6JP | 01518ET3E254JP-S $2,653 P1S 251 1.15 18.2 924 26.929 230/460 9
1800 | 254/6JP | 01518ET3H254JP-S $2,653 P1S 251 1.15 14.6 924 26.929 575 9,51
1800 | 254/6JP | 01518ET3V254JP-S $2,653 P18 251 1.15 20.9 92.4 26.929 2007400 9
1800 | 254/6JP | 01518ET3E254JP-W22 $2,653 P1 353 1.25 18.0 92.4 29.106 230/460
1800 | 254/6JP | 01518ET3H254JP-W22 $2,653 P1 353 1.25 14.4 92.4 29.106 575
1200 | 284/6JP | 01512ET3E284JP-W22 $3,972 P1 436 1.25 17.9 91.7 31.575 230/460
continued on next page
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Pump Motors

JP - TEFC - Three-Phase - continued

CLOSE-COUPLED PUMP TEFC MOTORS

) Apprt?x. ) ugy
HP kW | RPM | Frame Catalog Number PLrlif:te S;\{nmu::;)l sw;zli:‘tg SF(:r(:'tlgf Fgﬁrlr;;:]s FI(',;/QE)ﬁ Dim((ie:)sion Voltage (V) Notes
(Ibs)
3600 | 254/6JP | 02036ET3E256JP-S $3,018 P1S 258 1.15 227 91.0 27.717 230/460 9
3600 | 254/6JP | 02036ET3H256JP-S $3,018 P1S 258 115 18.2 91.0 27.717 575 9
3600 | 254/6JP | 02036ET3E256JP-W22 $3,018 P1 330 1.25 232 91.0 29.106 230/460
3600 | 254/6JP | 02036ET3H256JP-W22 | $3,018 P1 327 1.25 18.6 91.0 29.106 575
1800 | 254/6JP | 02018ET3E256JP-S $2,908 P1S 281 115 247 92.4 27.7117 230/460 9
20 1 1800 | 254/6JP | 02018ET3H256JP-S $2,908 P1S 281 1.15 19.8 93.0 27.717 575 9
1800 | 254/6JP | 02018ET3V256JP-S $2,908 P1S 281 115 28.4 93.0 27.717 200/400 9
1800 | 254/6JP | 02018ET3E256JP-W22 $2,908 P1 404 1.25 241 93.0 29.106 230/460
1800 | 254/6JP | 02018ET3H256JP-W22 | $2,908 P1 401 1.25 19.3 93.0 29.106 575 51
1200 | 284/6JP | 02012ET3E286JP-W22 $5,015 P1 463 1.25 242 91.7 31.575 230/460
3600 | 254/6JP | 02536ET3E256JP-S $3,296 P1S 269 1.15 285 91.7 27.7117 230/460 9
3600 | 254/6JP | 02536ET3H256JP-S $3,296 P1S 269 115 22.8 91.7 27.7117 575 9,51
3600 | 254/6JP | 02536ET3E256JP-W22 $3,296 P1 378 1.00 28.1 91.7 29.106 230/460
3600 | 254/6JP | 02536ET3H256JP-W22 | $3,296 P1 399 1.00 225 91.7 29.106 575
25 18.5 | 3600 | 284/6JP | 02536ET3E284JP-W22 $3,679 P1 422 1.25 28.5 91.7 31.575 230/460
3600 | 284/6JP | 02536ET3H284JP-W22 | $3,679 P1 421 1.25 22.8 91.7 31.575 575 51
1800 | 284/6JP | 02518ET3E284JP-W22 $3,797 P1 454 1.25 29.5 93.6 31.575 230/460
1800 | 284/6JP | 02518ET3H284JP-W22 | $3,797 P1 453 1.25 236 93.6 31.575 575
1200 | 324/6JP | 02512ET3E324JP-W22 $5,972 P1 535 1.25 30.4 93.0 34.021 230/460
3600 | 284/6JP | 03036ET3E286JP-W22 $4,614 P1 a4 1.25 33.8 91.7 31.575 230/460
3600 | 284/6JP | 03036ET3H286JP-W22 | $4,614 P1 463 1.25 27.0 91.7 31.575 575
30 22 | 1800 | 284/6JP | 03018ET3E286JP-W22 $4,167 P1 492 1.25 35.1 93.6 31.575 230/460
1800 | 284/6JP | 03018ET3H286JP-W22 | $4,167 P1 490 1.25 28.1 93.6 31.575 575
1200 | 324/6JP | 03012ET3E326JP-W22 $6,690 P1 639 1.25 36.2 93.0 34.021 230/460
3600 | 284/6JP | 04036ET3E286JP-W22 $5,475 P1 47 1.00 45.8 92.4 31.575 230/460 37
3600 | 284/6JP | 04036ET3H286JP-W22 | $5,475 P1 617 1.00 36.6 92.4 31.575 575 37
3600 | 324/6JP | 04036ET3E324JP-W22 $5,628 P1 602 1.25 45.8 92.4 34.021 230/460
40 30 | 3600 | 324/6JP | 04036ET3H324JP-W22 | $5,628 P1 579 1.25 36.6 92.4 34.021 575
1800 | 324/6JP | 04018ET3E324JP-W22 $5,413 P1 625 1.25 471 94.1 34.021 230/460 g
1800 | 324/6JP | 04018ET3H324JP-W22 | $5,413 P1 608 1.25 377 94.1 34.021 575 %
1200 | 364/5JP | 04012ET3E364JP-W22 $9,268 P1 1003 1.25 46.5 94.1 35.916 230/460 5
3600 | 324/6JP | 05036ET3E326JP-W22 $6,733 P1 624 1.25 56.1 93.0 34.021 230/460
3600 | 324/6JP | 05036ET3H326JP-W22 | $6,733 P1 622 1.25 44.9 93.0 34.021 575
50 37 | 1800 | 324/6JP | 05018ET3E326JP-W22 $6,624 P1 648 1.25 59.2 94.5 34.021 230/460
1800 | 324/6JP | 05018ET3H326JP-W22 | $6,624 P1 645 1.25 474 94.5 34.021 575 51
1200 | 364/5JP | 05012ET3E365JP-W22 | $10,748 P1 983 1.25 57.4 941 35.916 230/460 51
3600 | 324/6JP | 06036ET3E326JP-W22 $7,853 P1 627 1.00 70.2 93.6 34.021 230/460 37
3600 | 364/5JP | 06036ET3E364JP-W22 | $10,252 P1 994 1.25 67.0 93.6 36.711 230/460
60 5 3600 | 364/5JP | 06036ET3H364JP-W22 | $10,252 P1 946 1.25 53.6 93.6 36.711 575
1800 | 364/5JP | 06018ET3E364JP-W22 $9,619 P1 1056 1.25 68.3 95.0 35.916 230/460
1800 | 364/5JP | 06018ET3H364JP-W22 | $9,619 P1 1042 1.25 54.6 95.0 35.916 575
1200 | 404/5JP | 06012ET3E404JP-W22 | $12,444 P1 1156 1.25 69.5 94.5 38.911 230/460
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Pump Motors

[Weq

CLOSE-COUPLED PUMP TEFC MOTORS

JP - TEFC - Three-Phase - continued

Approx.
R 5 N R “c”
List Mult. Shipping | Service | FL Amps | FL. Eff . .
HP kW | RPM Frame Catalog Number Price Symbol Weight Factor @ High %) Dlmt?nsmn Voltage (V) Notes
(in)
(Ibs)
3600 | 364/5JP | 07536ET3E365JP-W22 | $11,321 P1 997 1.25 81.9 93.6 36.711 230/460
3600 | 364/5JP | 07536ET3G365JP-W22 | $11,321 P1 1153 1.25 81.9 93.6 36.711 460
75 55 3600 | 364/5JP | 07536ET3H365JP-W22 | $11,321 P1 997 1.25 65.5 93.6 36.711 575
1800 | 364/5JP | 07518ET3E365JP-W22 | $10,235 P1 1075 1.25 84.1 95.4 35.916 230/460
1800 | 364/5JP | 07518ET3H365JP-W22 | $10,235 P1 1044 1.25 67.3 95.4 35.916 575
1200 | 404/5JP | 07512ET3E405JP-W22 | $14,005 P1 1209 1.25 84.9 94.5 38.911 230/460
3600 | 404/5JP | 10036ET3E405JP-W22 | $13,949 P1 1203 1.25 110 941 40.551 230/460
100 75 3600 | 404/5JP | 10036ET3G405JP-W22 | $13,949 P1 1222 1.25 110 941 40.551 460
1800 | 404/5JP | 10018ET3E405JP-W22 | $12,411 P1 1291 1.25 111 95.4 38.911 230/460
1800 | 404/5JP | 10018ET3G405JP-W22 | $12,411 P1 1294 1.25 1 95.4 38.911 460
JP - TEFC - Explosion Proof
Approx. g
List Mult. Shipping | Service | FL Amps | FL. Eff . .
HP kW | RPM | Frame Catalog Number Price Symbol Weight Factor @ High %) Dlmt_ansmn Voltage (V) Notes
(in)
(Ibs)
3 25 1800 | 182/4JP | 00318XT3E182JP $1,586 XT 119 1.15 3.91 89.5 20.431 230/460
' 1800 | 182/4JP | 00318XT3H182JP $1,586 XT 119 1.15 3.13 89.5 20.431 575
5 27 1800 | 182/4JP | 00518XT3E184JP $1,609 XT 136 1.15 6.57 89.5 20.306 230/460 39,51
' 1800 | 182/4JP | 00518XT3H184JP $1,609 XT 136 1.15 5.26 89.5 20.306 575 39,51
<
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JM - ODP - Single Phase

Pump Motors
CLOSE-COUPLED PUMP ODP MOTORS

Approx. -
HP kW RPM Frame Catalog Number Pl;iiite S;\{nmu::;)l svl:'zgmg sg:’tigf Fg‘::::‘s FI(';ASﬁ Ding)sion Voltage (V) Notes
(Ibs)
3 2.2 | 3600 | 182/4JM | 003360S1B182JM $977 P1CS 111 1.25 1.7 86.0 18.976 115/208-230 9
5 3.7 | 3600 | 182/4JM | 005360S1B184JM $1,383 P1CS 123 1.25 19.0 88.0 18.976 115/208-230 9
75 55 | 3600 | 213/5JM | 007360S1C213JM $1,567 P1CS 132 1.15 30.2 85.5 18.667 208-230 9
10 7.5 | 3600 | 213/5JM | 010360S1C215JM $2,067 P1CS 132 1.15 42.0 84.0 20.499 208-230 9

JP - ODP - Single Phase

Approx. -
HP kW RPM Frame Catalog Number PLriif:te S;nmu::;)l svl:liepizihntg s;:’:gf F;‘:;:::]s FI(';ASﬁ Ding)sion Voltage (V) Notes
(Ibs)
3 2.2 | 3600 | 182/4JP | 003360S1B182JP $977 P1CS 117 1.25 1.7 86.0 21.942 115/208-230 9
5 3.7 | 3600 | 182/4JP | 005360S1B184JP $1,383 P1CS 127 1.25 19.0 88.0 21.942 115/208-230 9
75 55 | 3600 | 213/5JP | 007360S1C213JP $1,567 P1CS 142 1.15 30.2 85.5 22.558 208-230 9
10 7.5 | 3600 | 213/5JP | 010360S1C215JP $2,067 P1CS 138 1.15 42.0 84.0 24.390 208-230 9

ow
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Pump Motors
CLOSE-COUPLED PUMP ODP MOTORS
JM - ODP - Three Phase

Approx. “wpn
HP kW RPM Frame Catalog Number PLriif:te Sznmu:;ﬂ svlmgi:tg SFzr:tigf F;I'l\::;':]s FI(';ASﬁ Ding)sion Voltage (V) Notes
(Ibs)
1800 | 143/5JM | 001180T3E143JM-S $486 P1S 40 1.15 1.50 85.5 13.701 2307460 9
1800 | 143/5JM | 001180T3H143JM-S $486 P1S 40 1.15 1.20 85.5 13.701 575 9
! 075 1800 | 143/5JM | 001180T3V143JM-S $486 P1S 40 1.15 1.70 85.5 13.701 200/400 9
1200 | 143/5JM | 001120T3E145JM-S $550 P1S 40 1.15 1.70 82.5 13.701 230/460 9
3600 | 143/5JM | 001560T3E143JM-S $534 P1S 35 1.15 1.90 84.0 13.701 230/460 9
3600 | 143/5JM | 001560T3V143JM-S $534 P1S 35 1.15 2.10 84.0 13.701 200/400 9
1800 | 143/5JM | 001580T3E145JM-S $553 P1S 47 1.15 2.10 86.5 14.882 2307460 9
1M ia00 | 1aaism | o0t580T3HI4SIN-S $553 P1S 47 1.15 1.70 86.5 14.882 575 9
1800 | 143/5JM | 001580T3V145JM-S $553 P1S 47 1.15 2.40 86.5 14.882 200/400 9
1200 | 182/4JM | 001520T3E182JM-S $769 P1S il 1.15 2.30 86.5 15.472 230/460 9
3600 | 143/5JM | 002360T3E145JM-S $580 P1S 42 1.15 2.40 85.5 14.094 230/460 9
3600 | 143/5JM | 002360T3H145JM-S $580 P1S 42 1.15 1.90 85.5 14.094 575 9
3600 | 143/5JM | 002360T3V145JM-S $580 P1S 42 1.15 2.80 85.5 14.094 2007400 9
2 15 1800 | 143/5JM | 002180T3E145JM-S $607 P1S 44 1.15 2.70 86.5 14.882 230/460 9
1800 | 143/5JM | 002180T3H145JM-S $607 P1S 44 1.15 2.20 86.5 14.882 575 9
1800 | 143/5JM | 002180T3V145JM-S $607 P1S 44 1.15 3.10 86.5 14.882 200/400 9
1200 | 182/4JM | 002120T3E184JM-S $816 P1S 83 1.15 3.00 87.5 16.260 230/460 9
3600 | 143/5JM | 003360T3E145JM-S $660 P1S 45 1.15 3.60 85.5 14.488 230/460 9
3600 | 143/5JM | 003360T3H145JM-S $660 P1S 45 1.15 2.90 85.5 14.488 575 9
3600 | 143/5JM | 003360T3V145JM-S $660 P1S 45 1.15 410 85.5 14.488 2007400 9
3 2.2 | 1800 | 182/4JM | 003180T3E182JM-S $665 P1S 84 1.15 3.90 89.5 16.654 230/460 9
1800 | 182/4JM | 003180T3H182JM-S $665 P1S 84 1.15 3.10 89.5 16.654 575 9
1800 | 182/4JM | 003180T3V182JM-S $665 P1S 84 1.15 4.40 89.5 16.654 200/400 9
1200 | 213/5JM | 003120T3E213JM-S $1,105 P1S 123 1.15 4.20 88.5 17.7117 230/460 9
3600 | 182/4JM | 005360T3E182JM-S $780 P1S 68 1.15 6.10 86.5 15.472 230/460 9
3600 | 182/4JM | 005360T3H182JM-S $780 P1S 68 1.15 4.90 86.5 15.472 575 9
3600 | 182/4JM | 005360T3V182JM-S $780 P1S 68 1.15 7.00 86.5 15.472 200/400 9
5 3.7 1800 | 182/4JM | 005180T3E184JM-S $849 P1S 96 1.15 6.30 89.5 17.835 230/460 9
g 1800 | 182/4JM | 005180T3H184JM-S $849 P1S 96 1.15 5.10 89.5 17.835 575 9
% 1800 | 182/4JM | 005180T3V184JM-S $849 P1S 96 1.15 7.30 89.5 17.835 200/400 9
g 1200 | 213/5JM | 005120T3E215JM-S $1,319 P1S 144 1.15 6.70 89.5 18.110 230/460 9
3600 | 182/4JM | 007360T3E184JM-S $1,086 P1S 7 1.15 8.70 88.5 16.26 2307460 9
3600 | 182/4JM | 007360T3H184JM-S $1,086 P1S 7 1.15 6.90 88.5 16.26 575 9
3600 | 182/4JM | 007360T3V184JM-S $1,086 P1S 78 1.15 10.0 88.5 16.26 200/400 9
1800 | 213/5JM | 007180T3E213JM-S $1,119 P1S 135 1.15 9.30 91.0 17.7117 230/460 9
o 5o 1800 | 213/5JM | 007180T3H213JM-S $1,120 P1S 135 1.15 7.40 91.0 17.7117 575 9;51
1800 | 213/5JM | 007180T3V213JM-S $1,119 P1S 135 1.15 10.6 91.0 17.7117 200/400 9
1200 | 254/6JM | 007120T3E254JM-S $1,985 P1S 224 1.15 10.2 90.2 21.969 2307460 9
1200 254JM | 007120T3E254JM-W40 | $1,985 P1C 243 1.25 9.94 90.2 22.517 2307460
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mE 1 Pump Motors

CLOSE-COUPLED PUMP ODP MOTORS

JM - ODP - Three Phase - continued

. hopro. | g
HP kW RPM Frame Catalog Number Pl-rlif:te S;nnl::;)l s\ll:llgizlhntg i‘;:;vt':f Fé‘;':::ls FI(',;A’F;ﬁ Dimg:)sion Voltage (V) Notes
(Ibs)
3600 | 213/5JM | 010360T3E213JM-S $1,289 P1S 125 1.15 12.0 89.5 17.171 230/460 9
3600 | 213/5JM | 010360T3H213JM-S $1,289 P1S 126 1.15 9.60 89.5 17.717 575 9
3600 | 213/5JM | 010360T3V213JM-S $1,289 P1S 125 115 13.8 89.5 17.717 200/400 9
10 7.5 | 1800 | 213/5JM | 010180T3E215JM-S $1,364 P1S 140 115 12.4 91.7 17.7117 230/460 9
1800 | 213/5JM | 010180T3H215JM-S $1,366 P1S 140 1.15 9.90 91.7 17.7117 575 9
1200 | 254/6JM | 010120T3E256JM-S $2,298 P1S 252 1.15 13.9 91.7 21.969 230/460 9
1200 | 254/6JM | 010120T3E256JM-W40 | $2,298 P1C 271 1.25 12.8 91.7 24.264 230/460
3600 | 213/5JM | 015360T3E215JM-S $1,707 P1S 151 1.15 17.2 90.2 18.898 230/460 9
3600 | 213/5JM | 015360T3H215JM-S $1,707 P1S 151 1.15 13.8 90.2 18.898 575 9
3600 | 213/5JM | 015360T3V215JM-S $1,707 P1S 151 1.15 19.8 90.2 18.898 200/400 9
1800 | 254/6JM | 015180T3E254JM-S $1,995 P1S 225 115 18.6 93.0 21.969 230/460 9
1800 | 254/6JM | 015180T3H254JM-S $1,995 P1S 225 1.15 14.9 93.0 21.969 575 9
8 B 1800 | 254/6JM | 015180T3V254JM-S $1,995 P1S 225 1.15 21.4 93.0 21.969 200/400 9
1800 | 254JM | 015180T3E254JM-W40 | $1,995 P1C 291 1.25 17.5 93.0 22.517 230/460
1800 | 254JM | 015180T3H254JM-W40 | $1,995 P1C 290 1.25 14.0 93.0 22.517 575
1800 | 254JM | 015180T3V254JM-W40 | $1,995 P1C 273 1.25 20.1 93.0 22.517 200/400
1200 | 284JM | 015120T3E284JM-W40 | $3,164 P1C 355 1.25 18.4 91.7 24.033 230/460
3600 | 254/6JM | 020360T3E254JM-S $2,107 P1S 206 1.15 23.8 91.0 21.969 230/460 9
3600 | 254/6JM | 020360T3H254JM-S $2,107 P1S 206 1.15 19.0 91.0 21.969 575 9
3600 | 254/6JM | 020360T3V254JM-S $2,107 P1S 206 1.15 27.4 91.0 21.969 200/400 9
3600 | 254JM | 020360T3E254JM-W40 | $2,107 P1C 237 1.25 243 91.0 22.517 2307460
3600 | 254JM | 020360T3H254JM-W40 | $2,107 P1C 236 1.25 19.4 91.0 22.517 575
20 15 | 3600 | 254JM | 020360T3V254JM-W40 | $2,107 P1C 236 1.25 28.0 91.0 22.517 200/400
1800 | 254/6JM | 020180T3E256JM-S $2,413 P1S 250 1.15 25.0 93.0 21.969 230/460 9
1800 | 254/6JM | 020180T3H256JM-S $2,413 P1S 250 1.15 20.0 93.0 21.969 575 9
1800 | 254/6JM | 020180T3E256JM-W40 | $2,413 P1C 326 1.25 241 93.0 24.264 230/460
1800 | 254/6JM | 020180T3H256JM-W40 | $2,413 P1C 326 1.25 19.3 93.0 24.264 575
1200 | 284/6JM | 020120T3E286JM-W40 | $3,872 P1C 430 1.25 243 92.4 25.533 230/460
3600 | 254/6JM | 025360T3E256JM-S $2,598 P1S 217 1.15 29.1 91.7 21.969 230/460 9 g
3600 | 254/6JM | 025360T3H256JM-S $2,598 P1S 217 115 233 91.7 21.969 575 9 %
3600 | 254/6JM | 025360T3E256JM-W40 | $2,598 P1C 266 1.25 28.8 91.7 24.264 2307460 5
25 | 185 | 3600 | 254/6JM | 025360T3H256JM-W40 | $2,598 P1C 263 1.25 23.0 91.7 24.264 575
1800 | 284JM | 025180T3E284JM-W40 | $2,912 P1C 397 1.25 29.5 93.6 24.033 230/460
1800 | 284JM | 025180T3H284JM-W40 | $2,912 P1C 400 1.25 23.6 93.6 24.033 575
1200 | 324JM | 025120T3E324JM-W40 | $4,306 P1C 514 1.25 30.8 93.0 26.057 230/460
3600 | 284JM | 030360T3E284JM-W40 | $3,185 P1C 350 1.25 35.0 91.7 24.033 230/460
3600 | 284JM | 030360T3H284JM-W40 | $3,185 P1C 373 1.25 28.0 91.7 24.033 575
% » 3600 | 284JM | 030360T3V284JM-W40 | $3,185 P1C 373 1.25 40.3 91.7 24.033 200/400
1800 | 284/6JM | 030180T3E286JM-W40 | $3,368 P1C 443 1.25 34.9 94.1 25.533 230/460
1800 | 284/6JM | 030180T3H286JM-W40 | $3,368 P1C 452 1.25 27.9 94.1 25.533 575
1200 | 324/6JM | 030120T3E326JM-W40 | $4,741 P1C 561 1.25 36.0 93.6 27.557 230/460
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CLOSE-COUPLED PUMP ODP MOTORS

JM - ODP - Three Phase - continued

Approx. .
HP kW RPM Frame Catalog Number PLriiite Symu:;ﬂ SVT;ZLntg SFZLV:;E Féﬁ':;':]s FI(',;A’E)ﬂ Dim(??:)sion Voltage (V) Notes
(Ibs)
3600 | 284/6JM | 040360T3E286JM-W40 | $3,811 P1C 394 1.25 46.8 92.4 25.533 230/460
3600 | 284/6JM | 040360T3H286JM-W40 | $3,811 P1C 411 1.25 374 92.4 25.533 575
40 30 | 1800 | 324JM | 040180T3E324JM-W40 | $3,797 P1C 494 1.25 47.6 941 26.057 230/460
1800 324JM | 040180T3H324JM-W40 | $3,797 P1C 520 1.25 38.1 94.1 26.057 575
1200 | 364/5JM | 040120T3E364JM-W40 | $6,696 P1C 849 1.25 471 94.1 29.270 230/460
3600 | 324JM | 050360T3E324JM-W40 | $4,607 P1C 474 1.25 58.7 93.0 26.057 230/460
3600 | 324JM | 050360T3G324JM-W40 | $4,607 P1C 522 1.25 58.7 93.0 26.057 460
3600 | 324JM | 050360T3H324JM-W40 | $4,607 P1C 523 1.25 47.0 93.0 26.057 575
% 7 1800 | 324/6JM | 050180T3E326JM-W40 | $4,877 P1C 557 1.25 58.5 94.5 27.557 230/460
1800 | 324/6JM | 050180T3H326JM-W40 | $4,877 P1C 596 1.25 46.8 94.5 27.557 575
1200 | 364/5JM | 050120T3E365JM-W40 | $7,666 P1C 884 1.25 58.1 94.1 29.270 2307460
3600 | 324/6JM | 060360T3E326JM-W40 | $5,432 P1C 519 1.25 71.0 93.6 27.557 230/460
3600 | 324/6JM | 060360T3G326JM-W40 | $5,432 P1C 517 1.25 71.0 93.6 27.557 460
3600 | 324/6JM | 060360T3H326JM-W40 | $5,432 P1C 564 1.25 56.8 93.6 27.557 575
%0 N 1800 | 364/5JM | 060180T3E364JM-W40 | $5,994 P1C 876 1.25 69.9 95.0 29.270 230/460 51
1800 | 364/5JM | 060180T3G364JM-W40 | $5,994 P1C 847 1.25 69.9 95.0 29.270 460
1800 | 364/5JM | 060180T3H364JM-W40 | $5,994 P1C 847 1.25 55.9 95.0 29.270 575
3600 | 364/5JM | 075360T3E364JM-W40 | $6,951 P1C 815 1.25 84.8 93.6 29.270 230/460
3600 | 364/5JM | 075360T3G364JM-W40 | $6,951 P1C 794 1.25 84.8 93.6 29.270 460
3600 | 364/5JM | 075360T3H364JM-W40 | $6,951 P1C 794 1.25 67.8 93.6 29.270 575
” % 1800 | 364/5JM | 075180T3E365JM-W40 | $6,932 P1C 875 1.25 85.5 95.0 29.270 230/460
1800 | 364/5JM | 075180T3G365JM-W40 | $6,932 P1C 875 1.25 85.5 95.0 29.270 460
1800 | 364/5JM | 075180T3H365JM-W40 | $6,932 P1C 875 1.25 68.4 95.0 29.270 575
100 - 3600 | 364/5JM | 100360T3E365JM-W40 | $8,683 P1C 835 1.25 116 93.6 29.270 2307460
3600 | 364/5JM | 100360T3G365JM-W40 | $8,683 P1C 865 1.25 116 93.6 29.270 460
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mE 1 Pump Motors

CLOSE-COUPLED PUMP ODP MOTORS

JM - ODP - Three Phase - Footless Vertical

) Apprt_lx. ) FL wgr
HP kW RPM Frame Catalog Number PLrIiite Smeu:)t;)I s&ggmg SFZLVtIgre Anéps FI(';;;ﬁ Dimg:)sion Voltage (V) Notes
(Ibs) High
1 0.75 1800 | 143/5JM | 001180T3E143JMV-S $541 P1S 40 1.15 1.50 85.5 15.001 230/460 9;15
1200 | 143/5JM | 001120T3E145JMV-S $605 P1S 40 1.15 1.70 82.5 15.001 230/460 9;15
3600 | 143/5JM | 001560T3E143JMV-S $589 P1S 35 1.15 1.90 84.0 15.001 230/460 9;15
15 1.1 1800 | 143/5JM | 001580T3E145JMV-S $608 P1S 47 1.15 2.10 86.5 16.182 230/460 9,15
1200 | 182/4JM | 001520T3E182JMV-S $827 P1S 71 1.15 2.30 86.5 16.812 230/460 9;15
3600 | 143/5JM | 002360T3E145JMV-S $635 P1S 42 1.15 2.40 85.5 15.394 230/460 9;15
2 1.5 | 1800 | 143/5JM | 002180T3E145JMV-S $662 P1S 44 1.15 2.70 86.5 16.182 230/460 9;15
1200 | 182/4JM | 002120T3E184JMV-S $874 P1S 83 1.15 3.00 87.5 17.600 230/460 9;15
3600 | 143/5JM | 003360T3E145JMV-S $715 P1S 45 1.15 3.60 85.5 15.788 230/460 9;15
3 22 | 1800 | 182/4JM | 003180T3E182JMV-S $723 P1S 84 1.15 3.90 89.5 17.994 230/460 9;15
1200 | 213/5JM | 003120T3E213JMV-S $1,187 P1S 123 1.15 4.20 88.5 18.977 230/460 9;15
3600 | 182/4JM | 005360T3E182JMV-S $838 P1S 66 1.15 6.10 86.5 16.850 230/460 9;15
5 3.7 | 1800 | 182/4JM | 005180T3E184JMV-S $907 P1S 96 1.15 6.30 89.5 19.175 230/460 9;15
1200 | 213/5JM | 005120T3E215JMV-S $1,401 P1S 144 1.15 6.70 89.5 19.370 230/460 9;15
3600 | 182/4JM | 007360T3E184JMV-S $1,144 P1S 68 1.15 8.70 88.5 17.638 230/460 9;15
75 55 3600 | 182/4JM | 007360T3H184JMV-S $1,144 P1S 68 1.15 6.90 88.5 17.638 575 9;15
3600 | 182/4JM | 007360T3V184JMV-S $1,144 P1S 76 1.15 10.0 88.5 18.031 200/400 9;15,51
1800 | 213/5JM | 007180T3E213JMV-S $1,201 P1S 135 1.15 9.30 91.0 18.977 230/460 9,15
3600 | 213/5JM | 010360T3E213JMV-S $1,371 P1S 122 1.15 12.0 89.5 19.646 230/460 9;15
3600 | 213/5JM | 010360T3H213JMV-S $1,371 P1S 132 1.15 9.60 89.5 19.370 575 9;15
10 7.5 | 3600 | 213/5JM | 010360T3V213JMV-S $1,371 P1S 132 1.15 13.8 89.5 19.370 200/400 9;15,51
1800 | 213/5JM | 010180T3E215JMV-S $1,446 P1S 140 1.15 12.4 91.7 18.977 230/460 9,15
1800 | 213/5JM | 010180T3H215JMV-S $1,448 P1S 140 1.15 9.90 91.7 18.977 575 9;15
3600 | 213/5JM | 015360T3E215JMV-S $1,789 P1S 151 1.15 17.2 90.2 20.158 230/460 9;15
15 11 3600 | 213/5JM | 015360T3H215JMV-S $1,789 P1S 151 1.15 13.8 90.2 20.158 575 9;15,51
3600 | 213/5JM | 015360T3V215JMV-S $1,789 P1S 151 1.15 19.8 90.2 20.158 200/400 9;15
1800 | 254/6JM | 015180T3E254JMV-S $2,147 P1S 175 1.15 18.6 93.0 23.898 230/460 9;15,51
3600 | 254/6JM | 020360T3E254JMV-S $2,205 P1S 206 1.15 23.8 91.0 23.359 230/460 9;15
20 15 3600 | 254/6JM | 020360T3H254JMV-S $2,205 P1S 206 1.15 19.0 91.0 23.359 575 9;15
3600 | 254/6JM | 020360T3V254JMV-S $2,205 P1S 206 1.15 274 91.0 23.359 200/400 9;15
1800 | 254/6JM | 020180T3E256JMV-S $2,580 P1S 198 1.15 25.0 93.0 23.898 230/460 9;15,51
3600 | 254/6JM | 025360T3E256JMV-S $2,696 P1S 217 1.15 29.1 91.7 23.359 230/460 9,15 .
95 185 3600 | 254/6JM | 025360T3H256JMV-S $2,696 P1S 217 1.15 233 91.7 23.359 575 9;15,51 §
3600 | 254/6JM | 025360T3V256JMV-S $2,696 P1S 217 1.15 335 91.7 23.359 200/400 9,15 2
1800 | 284/6JM | 025180T3E284JMV-W40 | $3,137 P1C 421 1.25 29.5 93.6 27.403 230/460 15,51 I~
30 99 3600 | 284/6JM | 030360T3H284JMV-W40 | $3,422 P1C 370 1.25 28.0 91.7 27.403 575 15
1800 | 284/6JM | 030180T3H286JMV-W40 | $3,610 P1C 458 1.25 27.9 94.1 27.403 575 15
3600 | 284/6JM | 040360T3E286JMV-W40 | $4,066 P1C 409 1.25 46.8 92.4 27.403 230/460 15
40 30 | 3600 | 284/6JM | 040360T3H286JMV-W40 | $4,066 P1C 408 1.25 374 92.4 27.403 575 15
1800 | 324/6JM | 040180T3E324JMV-W40 | $4,431 P1C 514 1.25 47.6 94.1 29.427 230/460 15
3600 | 324/6JM | 050360T3E324JMV-W40 | $4,911 P1C 494 1.25 58.7 93.0 29.427 230/460 15
50 a7 3600 | 324/6JM | 050360T3H324JMV-W40 | $4,911 P1C 485 1.25 47.0 93.0 29.427 575 15
3600 | 324/6JM | 050360T3V324JMV-W40 | $4,911 P1C 499 1.25 67.5 93.0 29.427 200/400 15
1800 | 324/6JM | 050180T3H326JMV-W40 | $5,189 P1C 555 1.25 46.8 94.5 29.427 575 15
60 45 | 3600 | 324/6JM | 060360T3H326JMV-W40 | $5,761 P1C 524 1.25 56.8 93.6 29.427 575 15
75 55 | 3600 | 364/5JM | 075360T3H364JMV-W40 | $7,351 P1C 814 1.25 67.8 93.6 31.865 575 15

* To be discontinued and replaced by W40 model once inventory is depleted.
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Pump Motors
CLOSE-COUPLED PUMP ODP MOTORS
JP - ODP - Three Phase

Approx. «pn
HP kW | RPM Frame Catalog Number PLriif:te S:\/nmu::;)I s\lt:liepi';Lntg iz;vli:f Fgll\;:::‘s FI(';ASﬁ Dimg?]\)sion Voltage (V) Notes
(Ibs)
1800 | 143/5JP | 001180T3E143JP-S $486 P1S 40 1.15 1.50 85.5 16.772 230/460 9,51
1 078 1200 | 143/5JP | 001120T3E145JP-S $550 P1S 48 1.15 1.70 82.5 16.772 230/460 9
3600 | 143/5JP | 001560T3E143JP-S $534 P1S 35 1.15 1.90 84.0 16.772 230/460 9
3600 | 143/5JP | 001560T3V143JP-S $534 P1S 35 115 2.10 84.0 16.772 200/400 9
10 ' 1800 | 143/5JP | 001580T3E145JP-S $553 P1S 47 1.15 2.10 86.5 17.953 230/460 9,51
1200 | 182/4JP | 001520T3E182JP-S $729 P1S 77 1.15 2.30 86.5 18.543 230/460 9
3600 | 143/5JP | 002360T3E145JP-S $580 P1S 42 1.15 2.40 85.5 17.165 230/460 9
3600 | 143/5JP | 002360T3V145JP-S $580 P1S 42 1.15 2.80 85.5 17.165 200/400 9
? 1 1800 | 143/5JP | 002180T3E145JP-S $607 P1S 45 1.15 2.70 86.5 17.953 230/460 9
1200 | 182/4JP | 002120T3E184JP-S $863 P1S 86 1.15 3.00 87.5 19.331 230/460 9
3600 | 143/5JP | 003360T3E145JP-S $660 P1S 45 1.15 3.60 85.5 17.559 230/460 9
3600 | 143/5JP | 003360T3H145JP-S $660 P1S 45 1.15 2.90 85.5 17.559 575 9
3600 | 143/5JP | 003360T3V145JP-S $660 P1S 45 1.15 4.10 85.5 17.559 200/400 9
s 22 1800 | 182/4JP | 003180T3E182JP-S $665 P1S 85 115 3.90 89.5 19.724 230/460 9
1800 | 182/4JP | 003180T3H182JP-S $665 P1S 85 1.15 3.10 89.5 19.724 575 9
1200 | 213/5JP | 003120T3E213JP-S $1,095 P1S 132 1.15 4.20 88.5 21.575 230/460 9
3600 | 182/4JP | 005360T3E182JP-S $792 P1S 74 115 6.10 86.5 18.543 230/460 9
3600 | 182/4JP | 005360T3H182JP-S $792 P1S 74 115 4.90 86.5 19.331 575 9
3600 | 182/4JP | 005360T3V182JP-S $792 P1S 63 1.15 7.00 86.5 18.543 200/400 9
° 3 1800 | 182/4JP | 005180T3E184JP-S $848 P1S 99 1.15 6.30 89.5 20.906 230/460 9
1800 | 182/4JP | 005180T3H184JP-S $848 P1S 99 1.15 5.10 89.5 20.906 575 9,51
1200 | 213/5JP | 005120T3E215JP-S $1,321 P1S 132 1.15 6.70 89.5 21.969 230/460 9
3600 | 182/4JP | 007360T3E184JP-S $1,086 P1S 78 115 8.70 88.5 19.724 230/460 9
3600 | 182/4JP | 007360T3H184JP-S $1,086 P1S 89 1.15 6.90 88.5 19.724 575 9
3600 | 182/4JP | 007360T3V184JP-S $1,086 P1S 70 1.15 10.0 88.5 19.724 200/400 9
1800 | 213/5JP | 007180T3E213JP-S $1,120 P1S 144 1.15 9.30 91.0 21.575 230/460 9
o 59 1800 | 213/5JP | 007180T3H213JP-S $1,120 P1S 144 115 7.40 91.0 21.575 575 9
g 1800 | 213/5JP | 007180T3V213JP-S $1,120 P1S 144 1.15 10.6 91.0 21.575 200/400 9
% 1200 | 254/6JP | 007120T3E254JP-S $2,113 P1S 226 1.15 10.2 90.2 24.843 230/460 9,51
g 1200 | 254JP | 007120T3E254JP-W40 | $2,113 P1C 245 1.25 9.94 90.2 25.398 230/460
3600 | 213/5JP | 010360T3E213JP-S $1,289 P1S 144 1.15 12.0 89.5 21.575 230/460 9
3600 | 213/5JP | 010360T3H213JP-S $1,289 P1S 144 1.15 9.60 89.5 21.969 575 9
3600 | 213/5JP | 010360T3V213JP-S $1,289 P1S 144 1.15 13.8 89.5 21.969 200/400 9
1800 | 213/5JP | 010180T3E215JP-S $1,366 P1S 149 115 12.4 91.7 21.575 230/460 9
10 o 1800 | 213/5JP | 010180T3H215JP-S $1,366 P1S 149 1.15 9.90 91.7 21.575 575 9
1800 | 213/5JP | 010180T3V215JP-S $1,366 P1S 149 1.15 14.3 91.7 21.575 2007400 9
1200 | 254/6JP | 010120T3E256JP-S $2,298 P1S 254 1.15 13.9 91.7 24.843 230/460 9
1200 | 254/6JP | 010120T3E256JP-W40 | $2,298 P1C 27 1.25 12.8 91.7 27.146 230/460
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JP - ODP - Three Phase - continued

Pump Motors
CLOSE-COUPLED PUMP ODP MOTORS

Approx. o
HP kW | RPM Frame Catalog Number PLriiite sme”:;“ SVT:iZihntg SFZrcvti(():: Fgﬁ':;':ls FI('[%Sﬂ Dim(??:)sion Voltage (V) Notes
(Ibs)
3600 | 213/5JP | 015360T3E215JP-S $1,707 P1S 160 1.15 17.2 90.2 22.756 230/460 9
3600 | 213/5JP | 015360T3H215JP-S $1,707 P1S 160 1.15 13.8 90.2 22.756 575 9
3600 | 213/5JP | 015360T3V215JP-S $1,707 P1S 160 1.15 19.8 90.2 22.756 2007400 9
1800 | 254/6JP | 015180T3E254JP-S $1,995 P1S 228 1.15 18.6 93.0 24.843 230/460 9
" B 1800 | 254/6JP | 015180T3H254JP-S $1,995 P1S 228 1.15 14.9 93.0 24.843 575 9,51
1800 | 254JP | 015180T3E254JP-W40 | $1,995 P1C 293 1.25 17.5 93.0 25.398 230/460
1800 | 254JP | 015180T3H254JP-W40 | $1,995 P1C 269 1.25 14.0 93.0 25.398 575
1200 | 284JP | 015120T3E284JP-W40 | $3,163 P1C 359 1.25 18.4 91.7 26.913 230/460
3600 | 254/6JP | 020360T3E254JP-S $2,106 P1S 204 1.15 23.8 91.0 24.843 230/460 9
3600 | 254/6JP | 020360T3H254JP-S $2,106 P1S 204 1.15 19.0 91.0 24.843 575 9,51
3600 | 254/6JP | 020360T3V254JP-S $2,106 P1S 204 1.15 27.4 91.0 24.843 200/400 9,51
3600 | 254JP | 020360T3E254JP-W40 | $2,106 P1C 239 1.25 243 91.0 25.398 230/460
3600 | 254JP | 020360T3H254JP-W40 | $2,106 P1C 238 1.25 19.4 91.0 25.398 575 51
20 15 | 3600 | 254JP | 020360T3V254JP-W40 | $2,106 P1C 278 1.25 28.0 91.0 25.398 200/400
1800 | 254/6JP | 020180T3E256JP-S $2,413 P1S 252 1.15 25.0 93.0 24.843 230/460 9
1800 | 254/6JP | 020180T3H256JP-S $2,413 P1S 252 115 20.0 93.0 24.843 575 9
1800 | 254/6JP | 020180T3E256JP-W40 | $2,413 P1C 329 1.25 24.1 93.0 27.146 230/460
1800 | 254/6JP | 020180T3H256JP-W40 | $2,413 P1C 328 1.25 19.3 93.0 27.146 575
1200 | 284/6JP | 020120T3E286JP-W40 | $3,871 P1C 434 1.25 24.3 92.4 28.413 230/460 51
3600 | 254/6JP | 025360T3E256JP-S $2,599 P1S 218 1.15 29.1 91.7 24.843 230/460 9
3600 | 254/6JP | 025360T3H256JP-S $2,599 P1S 218 1.15 233 91.7 24.843 575 9,51
3600 | 254/6JP | 025360T3V256JP-S $2,599 P1S 218 1.15 335 91.7 24.843 200/400 9
3600 | 254/6JP | 025360T3E256JP-W40 | $2,599 P1C 269 1.25 28.8 91.7 27.146 230/460
25 | 185 | 3600 | 254/6JP | 025360T3H256JP-W40 | $2,599 P1C 310 1.25 23.0 91.7 27.146 575
3600 | 254/6JP | 025360T3V256JP-W40 | $2,599 P1C 310 1.25 33.1 91.7 27.146 200/400
1800 | 284JP | 025180T3E284JP-W40 | $2,911 P1C 400 1.25 29.5 93.6 26.913 230/460
1800 | 284JP | 025180T3H284JP-W40 | $2,911 P1C 400 1.25 23.6 93.6 26.913 575
1200 | 324JP | 025120T3E324JP-W40 | $4,306 P1C 516 1.25 30.8 93.0 28.937 230/460 g
3600 | 284JP | 030360T3E284JP-W40 | $3,185 P1C 354 1.25 35.0 91.7 26.913 230/460 %
3600 | 284JP | 030360T3H284JP-W40 | $3,185 P1C 367 1.25 28.0 91.7 26.913 575 5
3600 | 284JP | 030360T3V284JP-W40 | $3,185 P1C 422 1.25 40.3 91.7 26.913 200/400
30 22 | 1800 | 284/6JP | 030180T3E286JP-W40 | $3,367 P1C 447 1.25 349 941 28.413 230/460
1800 | 284/6JP | 030180T3H286JP-W40 | $3,367 P1C 453 1.25 279 94.1 28.413 575
1800 | 284/6JP | 030180T3V286JP-W40 | $3,367 P1C 447 1.25 40.1 94.1 28.413 200/400 51
1200 | 324/6JP | 030120T3E326JP-W40 | $4,980 P1C 602 1.25 36.0 93.6 30.437 230/460 51
3600 | 284/6JP | 040360T3E286JP-W40 | $3,811 P1C 398 1.25 46.8 92.4 28.413 230/460
3600 | 284/6JP | 040360T3H286JP-W40 | $3,811 P1C 397 1.25 374 92.4 28.413 575 51
3600 | 284/6JP | 040360T3V286JP-W40 | $3,811 P1C 532 1.25 53.8 92.4 28.413 200/400
40 30 | 1800 | 324JP | 040180T3E324JP-W40 | $3,797 P1C 499 1.25 476 94.1 28.937 230/460
1800 | 324JP | 040180T3H324JP-W40 | $3,797 P1C 491 1.25 38.1 94.1 28.937 575 51
1800 | 324JP | 040180T3V324JP-W40 | $3,797 P1C 575 1.25 54.7 94.1 28.937 200/400
1200 | 364/5JP | 040120T3E364JP-W40 | $7,444 P1C 849 1.25 47.1 94.1 32.150 230/460
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Pump Motors Iﬁeu
CLOSE-COUPLED PUMP ODP MOTORS
JP - ODP - Three Phase - continued

Approx. oy
HP | kW | RPM | Frame Catalog Number PLriif:te sme“ :;)I S&E’;L"tg i‘;::vti:: Fé I|\.|rlr;|:]s FI(',;/Sﬁ Dim;:'lsion Voltage (V) | Notes
(Ibs) (in)
3600 324JP | 050360T3E324JP-W40 $4,607 P1C 479 1.25 58.7 93.0 28.937 230/460
3600 324JP | 050360T3G324JP-W40 $4,607 P1C 477 1.25 58.7 93.0 28.937 460
3600 324JP | 050360T3H324JP-W40 $4,607 P1C 525 1.25 47.0 93.0 28.937 575 51
50 37 3600 324JP | 050360T3V324JP-W40 $4,607 P1C 527 1.25 67.5 93.0 28.937 200/400
1800 | 324/6JP | 050180T3E326JP-W40 $4,878 P1C 562 1.25 58.5 94.5 30.437 230/460
1800 | 324/6JP | 050180T3H326JP-W40 $4,878 P1C 599 1.25 46.8 94.5 30.437 575
1200 | 364/5JP | 050120T3E365JP-W40 $7,666 P1C 884 1.25 58.1 94.1 32.150 230/460
3600 | 324/6JP | 060360T3E326JP-W40 $5,432 P1C 524 1.25 71.0 93.6 30.437 230/460
3600 | 324/6JP | 060360T3G326JP-W40 $5,432 P1C 522 1.25 71.0 93.6 30.437 460
3600 | 324/6JP | 060360T3H326JP-W40 $5,432 P1C 521 1.25 56.8 93.6 30.437 575 51
3600 | 324/6JP | 060360T3V326JP-W40 $5,432 P1C 628 1.25 81.7 93.6 30.437 2007400
%0 # 1800 | 364/5JP | 060180T3E364JP-W40 $5,994 P1C 880 1.25 69.9 95.0 32.150 230/460
1800 | 364/5JP | 060180T3G364JP-W40 $5,994 P1C 847 1.25 69.9 95.0 32.150 460
1800 | 364/5JP | 060180T3H364JP-W40 $5,994 P1C 847 1.25 55.9 95.0 32.150 575
1200 | 404/5JP | 060120T3E404JP-W40 $9,462 P1C 1051 1.25 70.3 94.5 35.152 230/460
3600 | 364/5JP | 075360T3E364JP-W40 $7,699 P1C 819 1.25 84.8 93.6 32.150 230/460
3600 | 364/5JP | 075360T3G364JP-W40 | $7,699 P1C 794 1.25 84.8 93.6 32.150 460
3600 | 364/5JP | 075360T3H364JP-W40 $7,699 P1C 794 1.25 67.8 93.6 32.150 575
3600 | 364/5JP | 075360T3V364JP-W40 $7,699 P1C 794 1.25 97.5 93.6 32.150 200/400
& % 1800 | 364/5JP | 075180T3E365JP-W40 $6,932 P1C 904 1.25 85.5 95.0 32.150 230/460
1800 | 364/5JP | 075180T3G365JP-W40 $6,932 P1C 875 1.25 85.5 95.0 32.150 460
1800 | 364/5JP | 075180T3H365JP-W40 $6,932 P1C 875 1.25 68.4 95.0 32.150 575
1200 | 404/5JP | 075120T3E405JP-W40 $9,762 P1C 1087 1.25 85.9 94.5 35.152 230/460
3600 | 364/5JP | 100360T3E365JP-W40 $8,173 P1C 835 1.25 116 93.6 32.150 230/460
3600 | 364/5JP | 100360T3G365JP-W40 $8,173 P1C 835 1.25 116 93.6 32.150 460
100 E 1800 | 404/5JP | 100180T3E404JP-W40 $8,783 P1C 1079 1.25 115 95.4 35.152 230/460
1800 | 404/5JP | 100180T3G404JP-W40 $8,783 P1C 1070 1.25 115 95.4 35.152 460
S 125 125 3600 | 404/5JP | 125360T3G404JP-W40 | $10,563 P1C 955 1.25 136 94.1 35.152 460
§ 1800 | 404/5JP | 125180T3G405JP-W40 | $10,317 P1C 1156 1.25 138 95.4 35.152 460
5 150 110 | 3600 | 404/5JP | 150360T3G405JP-W40 | $13,922 P1C 1004 1.25 167 94.1 35.152 460

Please refer to inside back cover for description of “NOTES”
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mE 1 Pump Motors

CLOSE-COUPLED PUMP ODP MOTORS

JP - ODP - Three Phase - Footless Vertical
) qurqx. ) wgr
HP kW | RPM Frame Catalog Number PLrlif:te Symu:;ﬂ S&gzmg sl:;rcvtl::: Féﬁ':;':ls Ft‘.'/nE)ﬁ Dimg:)sion Voltage (V) Notes
(Ibs)

1.5 11 | 3600 | 143/5JP | 001560T3E143JPV-S $589 P1S 35 1.15 1.90 84.0 18.072 230/460 9,15
2 15 | 3600 | 143/5JP | 002360T3E145JPV-S $635 P1S 42 1.15 2.40 85.5 18.465 230/460 9,15
3 2.2 | 3600 | 143/5JP | 003360T3E145JPV-S $715 P1S 45 1.15 3.60 85.5 18.859 230/460 9,15
5 37 | 3600 | 182/4JP | 005360T3E182JPV-S $850 P1S 68 1.15 6.10 86.5 19.921 230/460 9,15

3600 | 182/4JP | 007360T3E184JPV-S $1,144 P1S 76 1.15 8.70 88.5 21.102 230/460 9;15,51

75 5.5 | 3600 | 182/4JP | 007360T3V184JPV-S $1,144 P1S 89 1.15 10.0 88.5 21.102 2007400 9;15,51

1200 | 254/6JP | 007120T3E254JPV-S $2,211 P1S 226 1.15 10.2 90.2 26.233 230/460 9,15
3600 | 213/5JP | 010360T3E213JPV-S $1,371 P1S 144 1.15 12.0 89.5 23.504 230/460 9,15
3600 | 213/5JP | 010360T3H213JPV-S $1,371 P1S 144 1.15 9.60 89.5 23.229 575 9,15
10 & 3600 | 213/5JP | 010360T3V213JPV-S $1,371 P1S 125 1.15 13.8 89.5 23.898 200/400 9;15,51
1200 | 254/6JP | 010120T3E256JPV-S $2,396 P1S 254 1.15 13.9 91.7 26.233 230/460 9,15
3600 | 213/5JP | 015360T3E215JPV-S $1,789 P1S 160 1.15 17.2 90.2 24.016 230/460 9,15
3600 | 213/5JP | 015360T3H215JPV-S $1,789 P1S 160 1.15 13.8 90.2 24.016 575 9;15
15 1 3600 | 213/5JP | 015360T3V215JPV-S $1,789 P1S 160 1.15 19.8 90.2 24.016 200/400 9;15,51
1800 | 254/6JP | 015180T3V254JPV-S $2,093 P1S 228 1.15 21.4 93.0 26.233 200/400 9,15
1200 | 284/6JP | 015120T3E284JPV-W40 | $3,399 P1C 382 1.25 18.4 91.7 30.283 230/460 15
3600 | 254/6JP | 020360T3E254JPV-S $2,204 P1S 208 1.15 23.8 91.0 26.233 230/460 9,15
3600 | 254/6JP | 020360T3H254JPV-S $2,204 P1S 208 1.15 19.0 91.0 26.233 575 9;15,51
20 " 3600 | 254/6JP | 020360T3V254JPV-S $2,204 P1S 208 1.15 27.4 91.0 26.233 200/400 9;15,51
1800 | 254/6JP | 020180T3E256JPV-S $2,580 P1S 198 1.15 25.0 93.0 26.772 230/460 9;15,51
3600 | 254/6JP | 025360T3E256JPV-S $2,697 P1S 222 1.15 29.1 91.7 26.233 230/460 9,15
3600 | 254/6JP | 025360T3H256JPV-S $2,697 P1S 222 1.15 233 91.7 26.233 575 9;15,51
2 189 3600 | 254/6JP | 025360T3V256JPV-S $2,697 P1S 222 1.15 335 91.7 26.233 200/400 9;15,51
1800 | 284/6JP | 025180T3E284JPV-W40 | $3,137 P1C 423 1.25 29.5 93.6 30.283 230/460 15,51
3600 | 284JP | 030360T3E284JPV* $3,422 P1C 381 1.15 34.7 91.7 29.464 230/460 15
3600 | 284JP | 030360T3V284JPV* $3,422 P1C 381 1.15 39.9 91.7 29.464 200/400 15
% o 3600 | 284/6JP | 030360T3E284JPV-W40 | $3,422 P1C 377 1.25 35.0 91.7 30.283 230/460 15
3600 | 284/6JP | 030360T3H284JPV-W40 | $3,422 P1C 372 1.25 28.0 91.7 30.283 575 15;51
3600 | 284/6JP | 030360T3V284JPV-W40 | $3,422 P1C 381 1.25 40.3 91.7 30.283 200/400 15
1800 | 284/6JP | 030180T3E286JPV-W40 | $3,609 P1C 460 1.25 34.9 94.1 30.283 230/460 15
3600 | 286JP | 040360T3E286JPV* $4,066 P1C 425 1.15 47.1 92.4 30.957 230/460 15
3600 | 286JP | 040360T3V286JPV* $4,066 P1C 425 1.15 54.2 92.4 30.957 200/400 15
3600 | 284/6JP | 040360T3E286JPV-W40 | $4,066 P1C 411 1.25 46.8 92.4 30.283 230/460 15
10 %0 3600 | 284/6JP | 040360T3V286JPV-W40 | $4,066 P1C 414 1.25 53.8 92.4 30.283 200/400 15
1800 | 324/6JP | 040180T3E324JPV-W40 | $4,077 P1C 515 1.25 47.6 94.1 32.307 230/460 15
1800 | 324/6JP | 040180T3V324JPV-W40 | $4,077 P1C 520 1.25 54.7 94.1 32.307 200/400 15

continued on next page
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Pump Motors Iﬁeu
CLOSE-COUPLED PUMP ODP MOTORS
JP - ODP - Three Phase - Footless Vertical - continued

Approx. o
HP kW RPM Frame Catalog Number PLriif:te sc"m“:;“ SV':Iiepigihntg SFZLV:;E Fg‘::;':‘s FI("',/Sﬂ Dim((i%)sion Voltage (V) Notes
(Ibs)
3600 | 324JP | 050360T3E324JPV* $4,911 P1C 533 115 59.1 93.0 32.027 230/460 15
3600 | 324JP | 050360T3V324JPV* $4,911 P1C 534 1.15 68.0 93.0 32.027 200/400 15
3600 | 324/6JP | 050360T3E324JPV-W40 | $4,911 P1C 495 1.25 58.7 93.0 32.307 230/460 15
50 37 | 3600 | 324/6JP | 050360T3H324JPV-W40 | $4,911 P1C 486 1.25 47.0 93.0 32.307 575 15
3600 | 324/6JP | 050360T3V324JPV-W40 | $4,911 P1C 500 1.25 67.5 93.0 32.307 2007400 15
1800 | 324/6JP | 050180T3E326JPV-W40 | $5,190 P1C 566 1.25 58.5 94.5 32.307 230/460 15
1800 | 324/6JP | 050180T3V326JPV-W40 | $5,190 P1C 611 1.25 67.3 94.5 32.307 200/400 15
3600 | 326JP | 060360T3E326JPV* $5,761 P1C 581 1.15 71.0 93.6 33.523 230/460 15
3600 | 326JP | 060360T3V326JPV* $5,761 P1C 583 1.15 81.7 93.6 33.523 200/400 15
60 5 3600 | 324/6JP | 060360T3E326JPV-W40 | $5,761 P1C 528 1.25 71.0 93.6 32.307 230/460 15
3600 | 324/6JP | 060360T3V326JPV-W40 | $5,761 P1C 534 1.25 81.7 93.6 32.307 200/400 15
1800 | 364/5JP | 060180T3E364JPV-W40 | $6,365 P1C 884 1.25 69.9 95.0 34.745 230/460 15
1800 | 364/5JP | 060180T3V364JPV-W40 | $6,365 P1C 883 1.25 80.4 95.0 34.745 200/400 15
3600 | 364/5JP | 075360T3E364JPV* $8,121 P1C 880 1.15 83.4 93.6 35.208 230/460 15
3600 | 364/5JP | 075360T3E364JPV-W40 | $8,121 P1C 823 1.25 84.8 93.6 34.745 230/460 15
75 55 3600 | 364/5JP | 075360T3H364JPV-W40 | $8,121 P1C 818 1.25 67.8 93.6 34.745 575 15
3600 | 364/5JP | 075360T3V364JPV-W40 | $8,121 P1C 822 1.25 97.5 93.6 34.745 200/400 15
1800 | 364/5JP | 075180T3E365JPV-W40 | $7,331 P1C 907 1.25 85.5 95.0 34.745 230/460 15
1800 | 364/5JP | 075180T3V365JPV-W40 | $7,331 P1C 909 1.25 98.3 95.0 34.745 200/400 15
3600 | 364/5JP | 100360T3E365JPV-W40 | $8,609 P1C 875 1.25 116 93.6 34.745 230/460 15
3600 | 364/5JP | 100360T3H365JPV-W40 | $8,609 P1C 870 1.25 92.8 93.6 34.745 575 15
100 75 | 3600 | 364/5JP | 100360T3V365JPV-W40 | $8,609 P1C 875 1.25 133 93.6 34.745 200/400 15
1800 | 404/5JP | 100180T3E404JPV-W40 | $9,237 P1C 1059 1.25 115 95.4 37.747 230/460 15
1800 | 404/5JP | 100180T3V404JPV-W40 | $9,237 P1C 1059 1.25 132 95.4 37.747 2007400 15

* To be discontinued and replaced by W40 model once inventory is depleted.
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: Pump Motors
(] CLOSE-COUPLED PUMP TEFC MOTORS - WITH INTERNAL AEGIS® SGR
JM - TEFC - Three Phase

Approx. . o
HP | KW | RPM | Frame Catalog Number List Price sy,::a wﬂ';ﬂ?'('fﬁs) “’F‘;L"t'gf Fgﬁ'i';':f FL. Eff (%) Dimen;m | Voltage (V) | Notes
1800 | 143/50M | 00118ET3E143JM-SG $764 P1S 45 115 | 150 | 855 16.102 230/460 9;34
1| 075 | 1800 | 143/5JM | 00118ET3H143JM-SG $764 P1S 45 115 | 120 | 855 16.102 575 9;34
1800 | 143/50M | 00118ET3E143JM-W22G | $753 P1 55 125 | 147 | 855 15.675 230/460 34
3600 | 143/5JM | 00156ET3E143JM-SG $850 P1S M 115 | 190 | 84.0 15.709 230/460 9,34
3600 | 143/5JM | 00156ET3H143JM-SG $850 P1S M 115 | 150 | 84.0 15.709 575 9,34,51
15 | 1.1 | 1800 | 143/5JM | 00158ET3E145JM-SG $793 P1S 47 115 | 200 | 865 16.102 230/460 9;34
1800 | 143/50M | 00158ET3H145JM-SG $793 P1S 47 115 | 160 | 865 16.102 575 9;34
1800 | 143/50M | 00158ET3E145JM-W22G | $783 P1 61 125 | 202 | 865 15.675 230/460 34
3600 | 143/5JM | 00236ET3E145JM-SG $834 P1S 47 115 | 250 | 855 16.496 230/460 9:34
3600 | 143/5JM | 00236ET3H145JM-SG $834 P1S 47 115 | 200 | 855 16.496 575 9,34,51
2 | 1.5 | 1800 | 143/50M | 00218ET3E145M-SG $858 P1S 50 115 | 270 | 865 16.496 230/460 9,34
1800 | 143/5JM | 00218ET3H145JM-SG $858 P1S 50 115 | 220 | 865 16.496 575 9;34
1800 | 143/50M | 00218ET3E145JM-W22G | $847 P1 62 125 | 276 | 865 15.675 230/460 34
3600 | 182/4JM | 00336ET3E182JM-SG $1,103 | PIS 70 115 | 370 | 865 17.048 230/460 9;34
3600 | 182/4JM | 00336ET3H182JM-SG $1,103 | PI1S 70 115 | 290 | 865 17.048 575 9;34
3 | 22 | 1800 | 182/4JM | 00318ET3E182JM-SG $1,211 P1S 87 115 | 380 | 895 19.409 230/460 9,34
1800 | 182/4JM | 00318ET3H182JM-SG $1,211 P1S 101 115 | 310 | 895 19.409 575 9,34
1800 | 182/4JM | 00318ET3E182JM-W22G | $1,192 P1 97 125 | 391 | 895 17.411 230/460 34
3600 | 182/4JM | 00536ET3E184JM-SG $1,264 | PI1S 90 115 | 590 | 885 18.208 230/460 9;34
3600 | 182/4JM | 00536ET3H184JM-SG $1,264 | PIS 90 115 | 470 | 885 18.208 575 9;34
5 | 37 | 1800 | 182/4JM | 00518ET3E184JM-SG $1,331 P1S 94 115 | 650 | 895 19.409 230/460 9;34
1800 | 182/4JM | 00518ET3H184JM-SG $1,331 P1S 94 115 | 520 | 895 19.409 575 9,34
1800 | 182/4JM | 00518ET3E184JM-W22G | $1,311 P1 106 125 | 645 | 895 17.411 230/460 34
3600 | 213/5JM | 00736ET3E213JM-SG $1645 | PIS 134 115 | 870 | 895 20.039 230/460 9,34
3600 | 213/5JM | 00736ET3H213JM-SG $1645 | PIS 134 115 | 690 | 895 20.039 575 9;34,51
75 | 55 | 1800 | 213/5JM | 00718ET3E213JM-SG $1,743 | PI1S 139 115 | 910 | 917 20.039 230/460 9;34
1800 | 213/50M | 00718ET3H213JM-SG $1743 | PI1S 139 115 | 730 | 917 20.039 575 9;34
1800 | 213/50M | 00718ET3E213JM-W22G | $1,719 P1 180 125 | 918 | 917 20.392 230/460 34
3600 | 213/5JM | 01036ET3E215JM-SG $2,001 P1S 164 115 | 115 | 902 21.220 230/460 9,34
3600 | 213/5JM | 01036ET3H215M-SG $2,001 P1S 164 115 | 920 | 902 21.220 575 9,34
10 | 7.5 | 1800 | 213/5JM | 01018ET3E215JM-SG $2023 | PI1S 151 115 | 122 | 917 20.433 230/460 9;34
1800 | 213/50M | 01018ET3H215JM-SG $2023 | PI1S 151 115 | 980 | 917 20.433 575 9;34
1800 | 213/50M | O1018ET3E215JM-W22G | $1,092 P1 193 125 | 124 | 917 20.392 230/460 34
3600 | 213/5JM | 01536ET3E215JM-SG $2258 | PIS 171 115 | 170 | 910 22.795 230/460 9;34
3600 | 213/5JM | 01536ET3H215JM-SG $2258 | P1S 154 115 | 136 | 910 22.795 575 9,34
3600 | 254/6JM | 01536ET3E254JM-SG $2009 | PIS 216 115 | 174 | 910 24.055 230/460 9,34
15 | 11 | 3600 | 254/6JM | 01536ET3H254JM-SG $2909 | P1S 216 115 | 139 | 910 24.055 575 9;34
1800 | 254/6JM | 01518ET3E254JM-SG $2933 | PIS 249 115 | 182 | 924 24.055 230/460 9;34
1800 | 254/6JM | 01518ET3H254JM-SG $2933 | PIS 249 115 | 146 | 924 24.055 575 9;34
1800 | 254/6JM | 01518ET3E254JM-W22G | $2,889 P1 350 1.25 18 | 924 26.226 230/460 34
3600 | 254/6JM | 02036ET3E256M-SG $3298 | P1S 257 115 | 227 | 910 24.843 230/460 9,34
3600 | 254/6JM | 02036ET3H256JM-SG $3298 | P1S 257 115 | 182 | 910 24.843 575 9,34,51
20 | 15 | 1800 | 254/6JM | 02018ET3E256M-SG $3188 | PIS 279 115 | 247 | 924 24.843 230/460 9,34
1800 | 254/6JM | 02018ET3H256M-SG $3188 | PI1S 279 115 | 198 | 93.0 24.843 575 9;34
1800 | 254/6JM | 02018ET3E256JM-W22G | $3,137 P1 399 125 | 241 93 26.226 230/460 34
25 | 185 | 1800 | 284/6JM | 02518ET3E284JM-W22G | $4,045 P1 452 125 | 205 | 936 28.7 230/460 34
30 | 22 | 1800 | 284/6JM | 03018ET3E286JM-W22G | $4,407 P1 490 125 | 351 | 936 28.7 230/460 34

Please refer to eittechaek for\desorptése aptidtOITENOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
Data subject to change without notice. Can’t find what you are Iooking for? Call 1-800-ASK-4WEG (275-4934) A-239
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Pump Motors
CLOSE-COUPLED PUMP TEFC MOTORS - WITH INTERNAL AEGIS® SGR
JP - TEFC - Three Phase

. qur(_)x. ) FL “er
HP kW RPM Frame Catalog Number Pl;lif:te Symu::;)l Svi:'ggli‘lltg sgcvtlgf Anéps FI('%F;ﬁ Dimg:)sion Voltage (V) Notes
(Ibs) High
1 0.75 | 1800 | 143/5JP | 00118ET3E143JP-SG $764 P1S 50 115 1.50 85.5 19.173 230/460 9;34
3600 | 143/5JP | 00156ET3E143JP-SG $850 P1S 46 115 1.90 84.0 18.780 230/460 9;34
1 R 1800 | 143/5JP | 00158ET3E145JP-SG $793 P1S 52 115 2.00 86.5 19.173 230/460 9;34
3600 | 143/5JP | 00236ET3E145JP-SG $834 P1S 52 115 2.50 85.5 19.567 230/460 9,34
2 ' 1800 | 143/5JP | 00218ET3E145JP-SG $858 P1S 55 1.15 2.70 86.5 19.567 230/460 9;34
3600 | 182/4JP | 00336ET3E182JP-SG $1,103 P1S 63 1.15 3.70 86.5 20.906 230/460 9;34
s 22 1800 | 182/4JP | 00318ET3E182JP-SG $1,211 P1S 87 1.15 3.80 89.5 22.480 230/460 9;34
3600 | 182/4JP | 00536ET3E184JP-SG $1,264 P1S 79 115 5.90 88.5 22.480 230/460 9;34
° 3 1800 | 182/4JP | 00518ET3E184JP-SG $1,331 P1S 105 1.15 6.50 89.5 22.480 230/460 9;34
3600 | 213/5JP | 00736ET3E213JP-SG $1,645 P1S 137 115 8.70 89.5 23.898 230/460 9;34
75 55 | 1800 | 213/5JP | 00718ET3E213JP-SG $1,743 P1S 148 115 9.10 91.7 23.898 230/460 9;34
1800 | 213/5JP | 00718ET3H213JP-SG $1,743 P1S 148 115 7.30 91.7 23.898 575 9;34
3600 | 213/5JP | 01036ET3E215JP-SG $2,001 P1S 162 115 11.5 90.2 25.079 230/460 9,34
10 7.5 | 1800 | 213/5JP | 01018ET3E215JP-SG $2,023 P1S 160 115 12.2 91.7 24.291 230/460 9;34
1800 | 213/5JP | 01018ET3H215JP-SG $2,023 P1S 160 1.15 9.80 91.7 24.291 575 9;34
3600 | 254/6JP | 01536ET3E254JP-SG $2,909 P1S 217 1.15 17.4 91.0 26.929 230/460 9;34
" B 1800 | 254/6JP | 01518ET3E254JP-SG $2,933 P1S 251 115 18.2 92.4 26.929 230/460 9;34
3600 | 254/6JP | 02036ET3E256JP-SG $3,298 P1S 258 115 22.7 91.0 27.7117 230/460 9;34
20 1 1800 | 254/6JP | 02018ET3E256JP-SG $3,188 P1S 281 115 247 93.0 27.717 230/460 9;34
50 37 1800 | 324/6JP | 05018ET3E326JP-W22G | $7,024 P1 476 1.25 59.2 94.5 34.021 230/460 34,51

o
=
=
°
=
=)
=
=
7]

Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
A-240 WWW-Weg-net Data subject to change without notice.


http://www.weg.net
http://www.weg.net

Pump Motors
CLOSE-COUPLED PUMP ODP MOTORS - WITH INTERNAL AEGIS® SGR
JM - ODP - Three Phase

) qurt.)x. ] FL ugy
HP kW RPM Frame Catalog Number PLrIi?:te s"‘,"m“:a s\:l\;;gllzltg i‘;::vt':f Argps FI(',;AE)ﬁ Dimg:)sion Voltage (V) Notes
(Ibs) High
] 075 1800 | 143/5JM | 001180T3E143JM-SG $626 P1S 40 1.15 1.50 85.5 13.701 230/460 9;34
1800 | 143/5JM | 001180T3H143JM-SG $626 P1S 40 1.15 1.20 85.5 13.701 575 9;34
3600 | 143/5JM | 001560T3E143JM-SG $674 P1S 33 1.15 1.90 84.0 13.701 230/460 9;34
3600 | 143/5JM | 001560T3H143JM-SG $674 P1S 33 1.15 1.50 84.0 13.701 575 9;34,51
19 R 1800 | 143/5JM | 001580T3E145JM-SG $693 P1S 47 1.15 210 86.5 14.882 230/460 9;34
1800 | 143/5JM | 001580T3H145JM-SG $693 P1S 47 1.15 1.70 86.5 14.882 575 9;34
3600 | 143/5JM | 002360T3E145JM-SG $720 P1S 40 1.15 2.40 85.5 14.094 230/460 9;34,51
3600 | 143/5JM | 002360T3H145JM-SG $720 P1S 40 1.15 1.90 85.5 14.094 575 9;34
2 15 3600 | 143/5JM | 002360T3V145JM-SG $720 P1S 40 1.15 2.80 85.5 14.094 200/400 9;34
1800 | 143/5JM | 002180T3E145JM-SG $747 P1S 44 1.15 2.70 86.5 14.882 230/460 9;34
1800 | 143/5JM | 002180T3H145JM-SG $747 P1S 44 1.15 2.20 86.5 14.882 575 9;34
3600 | 143/5JM | 003360T3E145JM-SG $800 P1S 43 1.15 3.60 85.5 14.488 230/460 9,34
3600 | 143/5JM | 003360T3H145JM-SG $800 P1S 43 1.15 2.90 85.5 14.488 575 9;34
3600 | 143/5JM | 003360T3V145JM-SG $800 P1S 43 1.15 410 85.5 14.488 200/400 9;34
’ 22 1800 | 182/4JM | 003180T3E182JM-SG $835 P1S 85 1.15 3.90 89.5 16.654 230/460 9;34
1800 | 182/4JM | 003180T3H182JM-SG $835 P1S 85 1.15 3.10 89.5 16.654 575 9;34
1800 | 182/4JM | 003180T3V182JM-SG $835 P1S 85 1.15 4.40 89.5 16.654 2007400 9;34
3600 | 182/4JM | 005360T3E182JM-SG $962 P1S 59 1.15 6.10 86.5 15.472 230/460 9;34
3600 | 182/4JM | 005360T3H182JM-SG $962 P1S 59 1.15 4.90 86.5 16.260 575 9;34
5 3.7 3600 | 182/4JM | 005360T3V182JM-SG $962 P1S 59 1.15 7.00 86.5 15.472 200/400 9;34
1800 | 182/4JM | 005180T3E184JM-SG $1,019 P1S 96 1.15 6.30 89.5 17.835 230/460 9;34
1800 | 182/4JM | 005180T3H184JM-SG $1,019 P1S 96 1.15 5.10 89.5 17.835 575 9;34
3600 | 182/4JM | 007360T3E184JM-SG $1,256 P1S 77 1.15 8.70 88.5 16.26 230/460 9;34
3600 | 182/4JM | 007360T3H184JM-SG $1,256 P1S 70 1.15 6.90 88.5 16.654 575 9;34
5% Tig00 | 213i5m | 007180T3E2130M-5G $1,320 P1S 135 115 | 930 | 910 17.717 230/460 9,34
1800 | 213/5JM | 007180T3H213JM-SG $1,320 P1S 135 1.15 7.40 91.0 17.717 575 9;34
3600 | 213/5JM | 010360T3E213JM-SG $1,489 P1S 129 1.15 12.0 89.5 17.7117 230/460 9;34
3600 | 213/5JM | 010360T3H213JM-SG $1,489 P1S 125 1.15 9.60 89.5 17.717 575 9;34
10 = 1800 | 213/5JM | 010180T3E215JM-SG $1,566 P1S 140 1.15 12.4 91.7 17.717 230/460 9;34 g
1800 | 213/5JM | 010180T3H215JM-SG $1,566 P1S 140 1.15 9.90 91.7 17.717 575 9;34 E:_
3600 | 213/5JM | 015360T3E215JM-SG $1,907 P1S 151 1.15 17.2 90.2 18.898 230/460 9,34 5
15 » 3600 | 213/5JM | 015360T3H215JM-SG $1,907 P1S 151 1.15 13.8 90.2 18.898 575 9;34
1800 | 254/6JM | 015180T3E254JM-SG $2,275 P1S 226 1.15 18.6 93.0 21.969 230/460 9;34
1800 | 254/6JM | 015180T3H254JM-SG $2,275 P1S 226 1.15 14.9 93.0 21.969 575 9;34
3600 | 254/6JM | 020360T3E254JM-SG $2,387 P1S 202 1.15 23.8 91.0 21.969 230/460 9;34
3600 | 254/6JM | 020360T3H254JM-SG $2,387 P1S 202 1.15 19.0 91.0 21.969 575 9;34
20 18 1800 | 254/6JM | 020180T3E256JM-SG $2,693 P1S 250 1.15 25.0 93.0 21.969 230/460 9;34
1800 | 254/6JM | 020180T3H256JM-SG $2,693 P1S 250 1.15 20.0 93.0 21.969 575 9,34
- 185 3600 | 254/6JM | 025360T3E256JM-SG $2,879 P1S 225 1.15 29.1 91.7 21.969 230/460 9;34
3600 | 254/6JM | 025360T3H256JM-SG $2,879 P1S 225 1.15 23.3 91.7 21.969 575 9;34;51

Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
Data subject to change without notice. Can’t find what you are Iooking for? Call 1-800-ASK-4WEG (275-4934) A-241
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Pump Motors Iﬁeg
CLOSE-COUPLED PUMP ODP MOTORS - WITH INTERNAL AEGIS® SGR

JP - ODP - Three Phase

) qur?x. ) FL agr
HP kW RPM Frame Catalog Number PLrIi?:te Symu:)tijl SVI:’I;ZI:tg sl:;rcvtl((:: Anéps FI(.%E)ﬁ Dimg:)sion Voltage (V) | Notes
(Ibs) High
1 0.75 | 1800 | 143/5JP | 001180T3E143JP-SG $626 P1S 40 1.15 1.50 85.5 16.772 230/460 9;34
3600 | 143/5JP | 001560T3E143JP-SG $674 P1S 35 1.15 1.90 84.0 16.772 230/460 9;34
1 R 1800 | 143/5JP | 001580T3E145JP-SG $693 P1S 47 1.15 2.10 86.5 17.953 230/460 9;34
3600 | 143/5JP | 002360T3E145JP-SG $720 P1S 42 1.15 2.40 85.5 17.165 230/460 9;34
2 1 1800 | 143/5JP | 002180T3E145JP-SG $747 P1S 45 1.15 2.70 86.5 17.953 230/460 9;34
3 - 3600 | 143/5JP | 003360T3E145JP-SG $800 P18 45 1.15 3.60 85.5 17.559 230/460 9,34
1800 | 182/4JP | 003180T3E182JP-SG $835 P1S 85 1.15 3.90 89.5 19.724 230/460 9;34
3600 | 182/4JP | 005360T3E182JP-SG $962 P1S 59 1.15 6.10 86.5 19.331 230/460 9;34
° 3 1800 | 182/4JP | 005180T3E184JP-SG $1,019 P1S 99 1.15 6.30 89.5 20.906 230/460 9;34
3600 | 182/4JP | 007360T3E184JP-SG $1,256 P1S 70 115 8.70 88.5 19.724 230/460 9;34
1800 | 213/5JP | 007180T3E213JP-SG $1,320 P1S 144 115 9.30 91.0 21.575 230/460 9;34
o 5 1800 | 213/5JP | 007180T3H213JP-SG $1,320 P1S 144 1.15 7.40 91.0 21.575 575 9;34
1800 | 213/5JP | 007180T3V213JP-SG $1,320 P18 144 1.15 10.6 91.0 21.575 200/400 9,34
3600 | 213/5JP | 010360T3E213JP-SG $1,489 P1S 144 1.15 12.0 89.5 21.575 230/460 9;34
3600 | 213/5JP | 010360T3H213JP-SG $1,489 P1S 144 1.15 9.60 89.5 21.969 575 9;34
10 7.5 | 1800 | 213/5JP | 010180T3E215JP-SG $1,566 P1S 149 115 12.4 91.7 21.575 230/460 9;34
1800 | 213/5JP | 010180T3H215JP-SG $1,566 P1S 149 1.15 9.9 91.7 21.575 575 9;34
1800 | 213/5JP | 010180T3V215JP-SG $1,566 P1S 149 1.15 14.3 91.7 21.575 200/400 9;34
3600 | 213/5JP | 015360T3E215JP-SG $1,907 P1S 160 1.15 17.2 90.2 22.756 230/460 9,34
15 11 3600 | 213/5JP | 015360T3H215JP-SG $1,907 P1S 160 1.15 13.8 90.2 22.756 575 9;34
1800 | 254/6JP | 015180T3E254JP-SG $2,275 P1S 228 1.15 18.6 93.0 24.843 230/460 9;34
3600 | 254/6JP | 020360T3E254JP-SG $2,387 P1S 204 115 23.8 91.0 24.843 230/460 9;34
20 1 1800 | 254/6JP | 020180T3E256JP-SG $2,693 P1S 252 1.15 25.0 93.0 24.843 230/460 9;34
3600 | 254/6JP | 025360T3E256JP-SG $2,879 P1S 218 115 29.1 91.7 24.843 230/460 9;34
2 180 1800 | 284JP | 025180T3E284JP-G $3,221 P1C 392 1.15 29.9 93.6 27.141 2307460 34
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mE 1 Pump Motors

Pump Motors

In-

Line Thrust

The In Line Extra Thrust motors have high capacity to withstand axial
loads (in both directions), complying with the strict requirements of the

American standard API 610

Standard Features:

e Run-out according to API 610,
e Concentricity according to API 610
e Perpendicularity according to APl 610
e Axial clearance according to APl 610
e Flange and shaft type LP
e Vertical mounting
e Supplied with drip cover to prevent the ingress of small objects through the fan
cover/fan
e INPRO SEAL
NEMA PREMIUM EFFICIENCY
e DESIGN B
. i Approx. . “g
HP kW RPM Frame Catalog Number PLrliite s“:;';"'” s\;\lllepiglhntg sg:'t':f FL ﬁ':;‘:‘s @ FI(.%Iiff Dimg:)sion Vo::;ge Notes
(Ibs)
3 2.2 3600 182LP | 00336ET3Q182LP-W21 $3,484 P1F 100 1.15 2.76 86.5 20.906 460 51
3 2.2 1800 184LP | 00318ET3Q184LP-W21 $3,484 P1F 160 1.15 4 89.5 21.89 460 51
5 3.7 | 3600 184LP | 00536ET3Q184LP-W21 $3,782 P1F 160 1.15 6.1 88.5 21.89 460 51
5 3.7 1800 184LP | 00518ET3Q184LP-W21 $3,699 P1F 160 1.15 7.2 89.5 21.89 460 37;51
7.5 55 | 3600 213LP | 00736ET30213LP-W21 $4,348 P1F 250 1.15 8.7 89.5 23.583 460 51
7.5 5.5 1800 213LP | 00718ET3Q213LP-W21 $4,348 P1F 275 1.15 93 91.7 23.583 460 51
10 7.5 | 3600 215LP | 01036ET3Q215LP-W21 $4,823 P1F 260 1.15 12 90.2 25.079 460 51
10 7.5 1800 | L215LP | 01018ET3Q215LP-W21 $5,000 P1F 275 1.15 12,5 91.7 26.26 460 51
15 1" 3600 254LP | 01536ET3Q254LP-W21 $5,766 P1F 360 1.15 17.4 91 29.016 460 51
15 1" 1800 254LP | 01518ET30254LP-W21 $5,790 P1F 380 1.15 18 92.4 29.016 460 51
20 15 3600 256LP | 02036ET3Q256LP-W21 $6,423 P1F 370 1.15 23.5 91 30.748 460 51 ~§
20 15 1800 256LP | 02018ET30256LP-W21 $6,600 P1F 420 1.15 26.6 93 30.748 460 37;51 EE-
25 18.5 | 3600 284LP | 02536ET30284LP-W21 $6,992 P1F 500 1.15 28.5 91.7 32.126 460 51 &
25 18.5 | 1800 284LP | 02518ET30284LP-W21 $7,185 P1F 500 1.15 314 93.6 32.126 460 37,51
30 | 22 | 3600 | 286LP | 03036ET30286LP-W21 | $8,029 PIF 525 1.15 338 917 33.622 460 51
30 22 1800 286LP | 03018ET3Q286LP-W21 $8,190 P1F 560 1.15 35.5 93.6 33.622 460 37,51
40 30 3600 324LP | 04036ET3Q324LP-W21 $9,810 P1F 670 1.15 46.8 92.4 35.512 460 51
40 30 1800 324LP | 04018ET3Q324LP-W21 $9,920 P1F 730 1.15 471 94.1 35.512 460 37;51
50 37 3600 326LP | 05036ET3Q326LP-W21 $10,931 P1F 700 1.15 57.4 93 37.008 460 51
50 37 1800 326LP | 05018ET3Q326LP-W21 $11,480 P1F 740 1.10 61.4 94.5 37.008 460 37;51
60 | 45 | 3600 | 364/5LP | 0BO36ET3Q364LP-W21 | $15,314 PIF 1060 1.15 67.8 936 39.803 460 51
60 45 1800 | 364/5LP | 06018ET3Q364LP-W21 $15,350 P1F 1150 1.15 69.9 95 39.803 460 37,51
75 55 3600 | 364/5LP | 07536ET3Q365LP-W21 $15,532 P1F 1100 1.15 82.9 93.6 39.803 460 51
75 55 1800 | 364/5LP | 07518ET3Q365LP-W21 $16,096 P1F 1150 1.15 86.1 95.4 39.804 460 37,51
100 75 3600 | 404/5LP | 10036ET3Q404LP-W21 $19,839 P1F 1210 1.15 111 94.1 42.48 460 51
100 75 1800 | 404/5LP | 10018ET3Q404LP-W21 $20,560 P1F 1300 1.10 120 95.4 42.48 460 37;51

Please refer to inside back cover for description of “NOTES”

For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
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http://www.weg.net

o
=
=

°
=
=)
=
=
7]

Pump Motors

FIRE PUMP MOTORS
ODP and TEFC - Three Phase - High Efficiency

WEG Open Drip Proof motors are designed to
meet demanding applications in environments
where dirt and humidity are minimal, with
W22 as an option for more demanding
environments. These motors are specifically ODP
designed to provide maximum ventilation and Inverter Rated:

cool operation. 1000:1 for variable torque

Features that make a difference:

¢ Class F insulation (Impregnation Resin
and Magnet wire are class H)

¢ Class B Rise at 1.15 Service Factor

¢ F1 Mounted (Cast Iron Frame motors are
F2 convertible)

¢ Stainless Steel Nameplate - Laser etched
with high contrast background (Cast Iron

Frames only)

¢ Cast Iron Frames: Regreasable ball
bearings (Frames 254T and up)

¢ Rolled Steel Frames: ZZ ball bearings
(Permanently lubricated)

e UL Listed for Fire Pump service
¢ 12 leads on 200/400V and 230/460V
available on all frames.

B I O [ueq
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Pump Motors
FIRE PUMP MOTORS

[Weg

ODP - Three Phase

) Approx. i FL “g
HP kW | RPM Frame Catalog Number PLrIif:te Symu:)tial SVI:":i';L"tg strcvt':: éﬂps FI(‘(;ASﬂ Dim(?nsion Voltage (V) Notes
(Ibs) igh (in)
3600 254T | 020360P3EFP254T-W40 $1,469 W1B 229 1.15 24.3 90.2 20.537 230/460 30;49
20 N 1800 | 254/6T | 020180P3EFP256T-W40 $1,526 W1B 229 1.15 246 91.0 22.285 230/460 30;49
3600 | 254/6T | 025360P3EFP256T-S $1,783 W1S 192 1.15 29.0 91.0 20.472 230/460 9;30
3600 | 254/6T | 025360P3HFP256T-S $1,783 W1S 192 1.15 23.2 91.0 20.472 575 9;30
3600 | 254/6T | 025360P3VFP256T-S $1,783 W1S 192 1.15 33.3 91.0 20.472 200/400 9;30
25 | 185 | 3600 | 254/6T | 025360P3EFP256T-W40 $1,783 W1B 224 1.15 29.7 91.0 22.285 230/460 30,49
3600 | 254/6T | 025360P3HFP256T-W40 $1,783 W1B 223 1.15 23.8 91.0 22.285 575 30;49
1800 | 284TS | 025180P3EFP284TS-W40 $1,799 W1B 395 1.15 30.1 91.7 21.783 230/460 30;49
1800 | 284TS | 025180P3VFP284TS-W40 | $1,799 W1B 395 1.15 34.6 91.7 21.783 200/400 30;49
3600 | 284TS | 030360P3EFP284TS-W40 $2,033 W1B 331 1.15 34.9 91.0 21.783 230/460 30;49
3600 | 284TS | 030360P3HFP284TS-W40 | $2,033 W1B 331 1.15 27.9 91.0 21.783 575 30;49
30 22 | 3600 | 284TS | 030360P3VFP284TS-W40 | $2,033 W1B 331 1.15 40.1 91.0 21.783 200/400 30;49
1800 | 284/6TS | 030180P3EFP286TS-W40 $2,108 W1B 413 1.15 35.6 92.4 23.283 230/460 30,49
1800 | 284/6TS | 030180P3VFP286TS-W40 | $2,108 W1B 413 1.15 40.9 924 23.283 2007400 30;49
3600 | 284/6TS | 040360P3EFP286TS-W40 $2,757 W1B 365 1.15 472 91.7 23.283 230/460 30,49
3600 | 284/6TS | 040360P3HFP286TS-W40 | $2,757 W1B 364 1.15 37.8 91.7 23.283 575 30;49
3600 | 284/6TS | 040360P3VFP286TS-W40 | $2,757 W1B 365 1.15 54.3 91.7 23.283 200/400 30;49
0 0 1800 | 324TS | 040180P3EFP324TS-W40 $2,652 W1B 467 1.15 48.2 93.0 24.307 230/460 30;49
1800 | 324TS | 040180P3HFP324TS-W40 | $2,652 W1B 466 1.15 38.6 93.0 24.307 575 30,49
1800 | 324TS | 040180P3VFP324TS-W40 | $2,652 W1B 468 1.15 55.4 93.0 24.307 200/400 30;49
3600 | 324TS | 050360P3EFP324TS-W40 $3,184 W1B 457 1.15 58.4 924 24.307 230/460 30;49
3600 | 324TS | 050360P3HFP324TS-W40 | $3,184 W1B 457 1.15 46.7 924 24.307 575 30;49
3600 | 324TS | 050360P3VFP324TS-W40 | $3,184 W1B 457 1.15 67.2 92.4 24.307 2007400 30;49
% 7 3600 | 324TS | 050360P3JFP324TS-W40 $3,184 W1B 457 1.15 70.7 92.4 24.307 380 30,49
1800 | 324/6TS | 050180P3EFP326TS-W40 $3,015 W1B 502 1.15 60.2 93.0 25.807 230/460 30,49
1800 | 324/6TS | 050180P3VFP326TS-W40 | $3,015 W1B 502 1.15 69.2 93.0 25.807 200/400 30;49
3600 | 326TS | 060360P3VFP326TS* $4,008 W1B 527 1.15 81.2 93.0 26.181 200/400 30;31;49
3600 | 324/6TS | 060360P3EFP326TS-W40 $4,008 W1B 485 1.15 70.6 93.0 25.807 230/460 30;49
3600 | 324/6TS | 060360P3HFP326TS-W40 | $4,008 W1B 484 1.15 56.5 93.0 25.807 575 30;49 2
3600 | 324/6TS | 060360P3VFP326TS-W40 | $4,008 W1B 487 1.15 81.2 93.0 25.807 200/400 30;49 %
%0 N 3600 | 324/6TS | 060360P3JFP326TS-W40 $4,008 W1B 486 1.15 85.5 93.0 25.807 380 30;49 5
1800 | 364/5TS | 060180P3EFP364TS-W40 $3,703 W1B m 1.15 71.0 93.6 27.522 230/460 30,49
1800 | 364/5TS | 060180P3HFP364TS-W40 | $3,703 W1B 767 1.15 56.8 93.6 27.522 575 30;49
1800 | 364/5TS | 060180P3VFP364TS-W40 | $3,703 W1B Il 1.15 81.7 93.6 27.522 200/400 30;49
3600 | 364/5TS | 075360P3EFP364TS-W40 $5,074 W1B Il 1.15 85.3 93.0 27.522 230/460 30;49
3600 | 364/5TS | 075360P3HFP364TS-W40 | $5,074 W1B 769 1.15 68.2 93.0 27.522 575 30,49
3600 | 364/5TS | 075360P3VFP364TS-W40 | $5,074 W1B 773 1.15 98.1 93.0 27.522 200/400 30;49
75 55 | 3600 | 364/5TS | 075360P3JFP364TS-W40 $5,074 W1B m 1.15 103 93.0 27.522 380 30,49
1800 | 364/5TS | 075180P3EFP365TS-W40 $4,715 W1B 852 1.15 85.3 94.1 27.522 230/460 30;49
1800 | 364/5TS | 075180P3HFP365TS-W40 | $4,715 W1B 848 1.15 68.2 94.1 27.522 575 30;49
1800 | 364/5TS | 075180P3VFP365TS-W40 | $4,715 W1B 851 1.15 98.1 94.1 27.522 200/400 30;49

continued on next page

Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
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Pump Motors

[Weq

FIRE PUMP MOTORS

ODP - Three Phase - continued

, Approx. . FL “g”
HP kW RPM Frame Catalog Number PLrlif:te Symu:;ll sw;z:]tg i‘;::vt':: Am!)s FI(',',/DE)ﬁ Dim(_ension Voltage (V) Notes
(Ibs) @ High (in)
3600 | 364/5TS | 100360P3EFP365TS-W40 $6,152 W1B 842 1.15 115 93.0 27.522 230/460 30;50
3600 | 364/5TS | 100360P3HFP365TS-W40 | $6,152 W1B 838 1.15 92.0 93.0 27.522 575 30;50
3600 | 364/5TS | 100360P3VFP365TS-W40 | $6,152 W1B 842 1.15 132 93.0 27.522 200/400 30;50
3600 | 364/5TS | 100360P3JFP365TS-W40 $6,152 W1B 841 1.15 139 93.0 27.522 380 30;50
100 ® 1800 | 404/5TS | 100180P3EFP404TS-W40 $6,065 W1B 930 1.15 116 941 31.100 230/460 30,49
1800 | 404/5TS | 100180P3HFP404TS-W40 | $6,065 W1B 927 1.15 92.8 94.1 31.100 575 30;49
1800 | 404/5TS | 100180P3VFP404TS-W40 | $6,065 W1B 928 1.15 133 94.1 31.100 200/400 30;49
1800 | 404/5T | 100180P3EFP404T-W40 $6,065 W1B 946 1.15 116 941 34.100 230/460 30;49
3600 | 404/5TS | 125360P3EFP404TS-W40 $7,762 W1B 940 1.15 137 93.6 31.100 230/460 30
3600 | 404/5TS | 125360P3GFP404TS-W40 | $7,762 W1B 934 1.15 137 93.6 31.100 460 30
3600 | 404/5TS | 125360P3HFP404TS-W40 | $7,762 W1B 934 1.15 110 93.6 31.100 575 30
3600 | 404/5TS | 125360P3VFP404TS-W40 | $7,762 W1B 934 1.15 158 93.6 31.100 200/400 30
125 90 | 3600 | 404/5TS | 125360P3JFP404TS-W40 $7,762 W1B 938 1.15 166 93.6 31.100 380 30
1800 | 404/5TS | 125180P3EFP405TS-W40 $6,651 W1B 1088 1.15 139 94.5 31.100 230/460 30;49
1800 | 404/5TS | 125180P3GFP405TS-W40 | $6,651 W1B 1084 1.15 139 94.5 31.100 460 30;49
1800 | 404/5TS | 125180P3HFP405TS-W40 | $6,651 W1B 1081 1.15 111 94.5 31.100 575 30;49
1800 | 404/5TS | 125180P3VFP405TS-W40 | $6,651 W1B 1089 1.15 160 94.5 31.100 200/400 30;49
3600 | 404/5TS | 150360P3EFP405TS-W40 | $10,042 W1B 1042 1.15 164 93.6 31.100 230/460 30
3600 | 404/5TS | 150360P3GFP405TS-W40 | $10,042 W1B 1040 1.15 164 93.6 31.100 460 30
3600 | 404/5TS | 150360P3HFP405TS-W40 | $10,042 W1B 1038 1.15 131 93.6 31.100 575 30
3600 | 404/5TS | 150360P3VFP405TS-W40 | $10,042 W1B 1038 1.15 188 93.6 31.100 200/400 30
1501 110 3600 | 404/5TS | 150360P3JFP405TS-W40 | $10,042 W1B 1042 1.15 199 93.6 31.100 380 30
1800 | 444/5TS | 150180P3EFP444TS-W40 $8,891 W1B 1426 1.15 169 95.0 34.358 230/460 30;49
1800 | 444/5TS | 150180P3GFP444TS-W40 | $8,891 W1B 1424 1.15 169 95.0 34.358 460 30,49
1800 | 444/5TS | 150180P3HFP444TS-W40 | $8,891 W1B 1422 1.15 135 95.0 34.358 575 30;49
3600 | 444/5TS | 200360P3GFP444TS-W40 | $12,782 W1B 1415 1.15 224 94.5 34.358 460 30;49
3600 | 444/5TS | 200360P3HFP444TS-W40 | $12,782 W1B 1408 1.15 179 94.5 34.358 575 30,49
200 | 150 | 3600 | 444/5TS | 200360P3JFP444TS-W40 | $12,782 W1B 1413 1.15 271 94.5 34.358 380 30;49
1800 | 444/5TS | 200180P3GFP445TS-W40 | $10,837 W1B 1471 1.15 230 95.0 34.358 460 30;49
1800 | 444/5TS | 200180P3HFP445TS-W40 | $10,837 W1B 1469 115 184 95.0 34.358 575 30,49
3600 | 444/5TS | 250360P3GFP445TS-W40 | $15,654 W1B 1472 1.15 282 94.5 34.358 460 3050
g w50 | 185 3600 | 444/5TS | 250360P3HFP445TS-W40 | $15,654 W1B 1515 1.15 226 94.5 34.358 575 30;50
'; 1800 | 444/5TS | 250180P3GFP445TS-W40 | $13,358 W1B 1618 1.15 283 95.4 34.358 460 30
§’ 1800 | 444/5TS | 250180P3HFP445TS-W40 | $13,358 W1B 1617 1.15 226 95.4 34.358 575 30
3600 | 444/5TS | 300360P3GFP445TS-W40 | $19,556 W1B 1594 1.15 327 95.0 34.358 460 30;50
300 | 220 | 3600 | 444/5TS | 300360P3HFP445TS-W40 | $19,556 W1B 1596 1.15 262 95.0 34.358 575 30;50
1800 | 447/9TS | 300180P3GFP447/9TSW4 | $19,168 W1B 2055 1.15 336 95.5 42.959 460 30
3600 | 447/9TS | 350360P3GFP447/9TSW4 | $22,346 W1B 2100 1.15 386 95.0 42.959 460 30,49
3600 | 447/9TS | 350360P3HFP447/9TSW4 | $22,346 W1B 2020 1.15 309 95.0 42.959 575 30;49
30 | 260 1800 | 447/9TS | 350180P3GFP447/9TSW4 | $22,807 W1B 2239 1.15 393 95.5 42.959 460 30
1800 | 447/9TS | 350180P3HFP447/9TSW4 | $22,807 W1B 2555 1.15 314 95.5 42.959 575 30
3600 | 447/9TS | 400360P3GFP447/9TSW4 | $24,140 W1B 2180 1.15 443 95.4 42.959 460 30;49
3600 | 447/9TS | 400360P3HFP447/9TSW4 | $24,140 W1B 2103 1.15 354 95.4 42.959 575 30;49
490 300 1800 | 447/9TS | 400180P3QFP447/9TSW4 | $25,570 W1B 2475 1.15 443 95.5 42.959 460 30
1800 | 447/9TS | 400180P3HFP447/9TSW4 | $25,570 W1B 2695 1.15 354 95.5 42.959 575 30
3600 | 447/9TS | 450360P3GFP447/9TSW4 | $26,055 W1B 2306 115 480 95.8 42.959 460 30;50
4%0 | 330 3600 | 447/9TS | 450360P3HFP447/9TSW4 | $26,055 W1B 2306 115 384 95.8 42.959 575 30;50
3600 | 447/9TS | 500360P3GFP447/9TSW4 | $27,711 W1B 2365 1.15 539 95.8 42.959 460 30;50
500 | 370 3600 | 447/9TS | 500360P3HFP447/9TSW4 | $27,711 W1B 2365 115 431 95.8 42.959 575 30;50
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* To be discontinued and replaced by W40 model once inventory is depleted.

Please refer to inside back cover for description of “NOTES”

For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
Data subject to change without notice
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ODP - Three Phase - C-Face

Pump Motors

FIRE PUMP MOTORS

Approx. o
HP | kW | RPM | Frame Catalog Number PLrii?:te sc"m“::al sw;zii?tg i"a:;"tig: Féﬁ':;':‘s Ft‘l%sﬁ Dimgzl)sion Vog’a;ge Notes
(Ibs)
3600 | 182/4TC | 007360P3EFP184TC-S $734 W1S 63 1.15 8.90 87.5 14.764 230/460 9;30
7.5 5.5 3600 | 182/4TC | 007360P3HFP184TC-S $734 W1S 63 1.15 7.10 87.5 14.764 575 9;30
3600 | 182/4TC | 007360P3VFP184TC-S $734 W1S 63 1.15 10.2 87.5 14.764 2007400 9;30
3600 | 213/5TC | 010360P3EFP213TC-S $901 W1S 121 115 12.2 88.5 16.575 230/460 9;30;31
10 0 3600 | 213/5TC | 010360P3HFP213TC-S $901 W1S 121 1.15 9.80 88.5 16.575 575 9;30
3600 | 213/5TC | 015360P3EFP215TC-S $1,283 W1S 135 1.15 17.5 89.5 16.969 2307460 9;30;31
1 B 3600 | 213/5TC | 015360P3VFP215TC-S $1,283 W1S 135 115 20.1 89.5 16.969 2007400 9;30;31
3600 | 254/6TC | 020360P3EFP254TC-S $1,469 W1S 202 1.15 237 90.2 20.472 230/460 9;30;31
3600 | 254/6TC | 020360P3HFP254TC-S $1,469 W1S 202 1.15 19.0 90.2 20.472 575 9;30
3600 | 254/6TC | 020360P3VFP254TC-S $1,469 W1S 202 115 27.3 90.2 20.472 2007400 9;30;31
20 1 3600 254TC | 020360P3EFP254TC-W40 | $1,469 W1B 235 115 243 90.2 21.037 230/460 30,49
3600 254TC | 020360P3HFP254TC-W40 | $1,469 W1B 235 1.15 19.4 90.2 21.037 575 30;49
3600 254TC | 020360P3VFP254TC-W40 | $1,469 W1B 235 1.15 28.0 90.2 21.037 2007400 30,49
3600 | 254/6TC | 025360P3EFP256TC-S $1,783 W1S 207 1.15 29.0 91.0 20.472 230/460 9;30
2 185 3600 | 254/6TC | 025360P3VFP256TC-S $1,783 W1S 207 115 33.3 91.0 20.472 2007400 9;30;31
3600 | 254/6TC | 025360P3EFP256TC-W40 | $1,783 W1B 252 115 29.7 91.0 22.785 230/460 30,49
3600 | 254/6TC | 025360P3VFP256TC-W40 | $1,783 W1B 252 115 34.2 91.0 22.785 2007400 30;49
3600 | 284TSC | 030360P3EFP284TSC-W4 | $2,033 W1B 339 115 34.9 91.0 21.783 230/460 30,49
% 2 3600 | 284TSC | 030360P3VFP284TSC-W4 | $2,033 W1B 338 1.15 40.1 91.0 21.783 2007400 30,49
3600 | 284/6TSC | 040360P3EFP286TSC-W4 | $2,757 W1B 373 1.15 47.2 91.7 23.283 230/460 30;49
0 " 3600 | 284/6TSC | 040360P3HFP286TSC-W4 | $2,757 W1B 372 1.15 37.8 91.7 23.283 575 30;49
3600 | 284/6TSC | 040360P3VFP286TSC-W4 | $2,757 W1B 384 1.15 54.3 91.7 23.283 2007400 30,49
1800 324TC | 040180P3EFP324TC-W40 | $2,752 W1B 495 115 48.2 93.0 25.807 230/460 30,49
3600 | 324TSC | 050360P3EFP324TSC-W4 | $3,184 W1B 473 1.15 58.4 92.4 24.307 230/460 30,49
50 37 | 3600 | 324TSC | 050360P3VFP324TSC-W4 | $3,184 W1B 491 1.15 67.2 92.4 24.307 2007400 30,49
1800 | 324/6TC | 050180P3EFP326TC-W40 | $3,135 W1B 519 115 60.2 93.0 27.307 230/460 30;49
60 45 | 3600 | 324/6TSC | 060360P3EFP326TSC-W4 | $4,448 W1B 501 1.15 70.6 93.0 25.807 230/460 30;49
75 55 1800 | 364/5TC | 075180P3EFP365TC-W40 | $5,109 W1B 835 1.15 85.3 94.1 29.725 230/460 30;49
1800 | 404/5TC | 100180P3EFP404TC-W40 | $6,510 W1B 970 1.15 116 94.1 34.100 230/460 30,49
100 75 1800 | 404/5TC | 100180P3HFP404TC-W40 | $6,510 W1B 967 115 92.8 94.1 34.100 575 30;49
1800 | 404/5TC | 100180P3VFP404TC-W40 | $6,510 W1B 969 115 133 94.1 34.100 2007400 30;49
1800 | 404/5TC | 125180P3GFP405TC-W40 | $6,651 W1B 1060 1.15 139 94.5 34.100 460 30;49
12 »° 1800 | 404/5TC | 125180P3HFP405TC-W40 | $6,651 W1B 1060 1.15 11 94.5 34.100 575 30;49
Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
Data subject to change without notice. Can't find what you are looking for? Call 1-800-ASK-4WEG (275-4934)  A-247
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Pump Motors Iﬁeu
FIRE PUMP MOTORS
ODP - Three-Phase — JM - Footless Vertical

. Approx. ) FL ugn
HP kW RPM Frame Catalog Number PLrIif:te Symu:)t;ﬂ S\W(:]izll?tg S';r:t'gf éﬁps FI(';/Sﬁ Dimgnsion Voltage (V) Notes
(Ibs) igh (in)
3600 | 182/4JM | 007360P3EFP184JMV-S $993 P1S 7 115 8.90 87.5 17.638 230/460 9;15;30
75 55 | 3600 | 182/4JM | 007360P3HFP184JMV-S $993 P1S 7 1.15 7.10 87.5 17.638 575 9;15;30
3600 | 182/4JM | 007360P3VFP184JMV-S $993 P1S 7 115 10.2 87.5 17.638 200/400 9;15;30
3600 | 213/5JM | 010360P3EFP213JMV-S $1,201 P1S 117 115 12.2 88.5 18.977 230/460 9;15;30
10 7.5 | 3600 | 213/5JM | 010360P3HFP213JMV-S $1,201 P18 117 115 9.80 88.5 18.977 575 9;15;30
3600 | 213/5JM | 010360P3VFP213JMV-S $1,201 P18 117 1.15 14.0 88.5 18.977 200/400 9;15;30
3600 | 213/5JM | 015360P3EFP215JMV-S $1,617 P1S 132 1.15 17.5 89.5 19.370 230/460 9;15;30
15 1 3600 | 213/5JM | 015360P3HFP215JMV-S $1,617 P18 132 1.15 14.0 89.5 19.370 575 9;15;30
3600 | 213/5JM | 015360P3VFP215JMV-S $1,617 P1S 132 115 20.1 89.5 19.370 200/400 9;15;30
3600 | 254/6JM | 020360P3EFP254JMV-S $2,092 P1S 206 115 237 90.2 23.359 230/460 9;15;30
20 15 | 3600 | 254/6JM | 020360P3HFP254JMV-S $2,092 P18 206 1.15 19.0 90.2 23.359 575 9;15;30
3600 | 254/6JM | 020360P3VFP254JMV-S $2,092 P18 206 115 27.3 90.2 23.359 200/400 9;15;30
3600 | 254/6JM | 025360P3EFP256JMV-S $2,352 P18 211 1.15 29.0 91.0 23.359 230/460 9;15;30
25 | 18.5 | 3600 | 254/6JM | 025360P3HFP256JMV-S $2,352 P18 211 115 23.2 91.0 23.359 575 9;15;30
3600 | 254/6JM | 025360P3VFP256JMV-S $2,352 P1S 211 115 333 91.0 23.359 200/400 9;15;30
3600 | 284JM | 030360P3HFP284JMV* $3,181 P1C 368 115 27.6 91.0 26.584 575 15;30;49
3600 | 284/6JM | 030360P3EFP284JMV-W4 | $2,954 P1C 363 115 34.9 91.0 27.403 230/460 15;30;49
3600 | 284/6JM | 030360P3HFP284JMV-W4 | $3,181 P1C 363 115 27.9 91.0 27.403 575 15;30;49
% 2 3600 | 284/6JM | 030360P3VFP284JMV-W4 | $2,954 P1C 362 115 40.1 91.0 27.403 200/400 15;30;49
1800 | 284/6JM | 030180P3EFP286JMV-W4 | $3,175 P1C 435 115 35.6 92.4 27.403 230/460 15;30;49
1800 | 284/6JM | 030180P3HFP286JMV-W4 | $3,403 P1C 434 1.15 285 92.4 27.403 575 15;30;49
3600 | 284/6JM | 040360P3EFP286JMV-W4 | $3,611 P1C 387 115 47.2 91.7 27.403 230/460 15;30;49
3600 | 284/6JM | 040360P3HFP286JMV-W4 | $3,611 P1C 386 115 37.8 91.7 27.403 575 15;30;49
40 30 | 3600 | 284/6JM | 040360P3VFP286JMV-W4 | $3,611 P1C 387 115 54.3 91.7 27.403 200/400 15;30;49
1800 | 324/6JM | 040180P3EFP324JMV-W4 | $3,621 P1C 502 115 48.2 93.0 29.427 230/460 15;30;49
1800 | 324/6JM | 040180P3HFP324JMV-W4 | $3,621 P1C 501 1.15 38.6 93.0 29.427 575 15;30;49
3600 | 324JM | 050360P3HFP324JMV* $4,394 P1C 500 1.15 46.7 92.4 29.147 575 15;30;49
3600 | 324/6JM | 050360P3EFP324JMV-W4 | $4,394 P1C 492 1.15 58.4 92.4 29.427 230/460 15;30;49
g 5 %7 3600 | 324/6JM | 050360P3HFP324JMV-W4 | $4,394 P1C 492 115 46.7 92.4 29.427 575 15;30;49
'; 3600 | 324/6JM | 050360P3VFP324JMV-W4 | $4,664 P1C 492 1.15 67.2 92.4 29.427 200/400 15;30;49
§ 1800 | 324/6JM | 050180P3EFP326JMV-W4 | $4,393 P1C 525 115 60.2 93.0 29.427 230/460 15;30;49
1800 | 324/6JM | 050180P3HFP326JMV-W4 | $4,527 P1C 523 1.15 48.2 93.0 29.427 575 15;30;49
3600 | 326JM | 060360P3HFP326JMV* $5,305 P1C 555 115 56.5 93.0 30.643 575 15;30;49
60 5 3600 | 324/6JM | 060360P3EFP326JMV-W4 | $5,171 P1C 508 1.15 70.6 93.0 29.427 230/460 15;30;49
3600 | 324/6JM | 060360P3HFP326JMV-W4 | $5,305 P1C 507 115 56.5 93.0 29.427 575 15;30;49
3600 | 324/6JM | 060360P3VFP326JMV-W4 | $5,171 P1C 510 1.15 81.2 93.0 29.427 200/400 15;30;49

* To be discontinued and replaced by W40 model once inventory is depleted.

Please refer to inside back cover for description of “NOTES”
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ODP - Three-Phase - JP - Footless Vertical

Pump Motors
FIRE PUMP MOTORS

) Approx. ) FL “c”
HP kW RPM Frame Catalog Number Pl}lif:te Synl:ltk)l s‘:";z:'tg sF?;th: én}:ps FI(';AE)ﬁ Dime_ansion Voltage (V) Notes
(Ibs) igh (in)
3600 | 182/4JP | 007360P3EFP184JPV-S $993 P1S 72 115 8.90 87.5 20.709 230/460 9;15;30
3600 | 182/4JP | 007360P3HFP184JPV-S $993 P1S 72 115 7.10 87.5 20.709 575 9;15;30
75 55 | 3600 | 182/4JP | 007360P3VFP184JPV-S $993 P1S 72 115 10.2 87.5 20.709 200/400 9;15;30
1800 | 213/5JP | 007180P3EFP213JPV-S $1,028 P1S 127 1.15 9.30 88.5 22.835 230/460 9;15;30
1800 | 213/5JP | 007180P3HFP213JPV-S $1,028 P1S 127 115 7.40 88.5 22.835 575 9;15;30
3600 | 213/5JP | 010360P3EFP213JPV-S $1,273 P1S 130 115 12.2 88.5 22.835 230/460 9;15;30
10 . 3600 | 213/5JP | 010360P3HFP213JPV-S $1,273 P1S 130 1.15 9.80 88.5 22.835 575 9;15;30
3600 | 213/5JP | 010360P3VFP213JPV-S $1,273 P1S 130 1.15 14.0 88.5 22.835 200/400 9;15;30
1800 | 213/5JP | 010180P3EFP215JPV-S $1,245 P1S 142 1.15 12.4 89.5 22.835 230/460 9;15;30
3600 | 213/5JP | 015360P3EFP215JPV-S $1,617 P1S 144 115 17.5 89.5 23.229 230/460 9;15;30
3600 | 213/5JP | 015360P3HFP215JPV-S $1,617 P1S 144 115 14.0 89.5 23.229 575 9;15;30
15 11 3600 | 213/5JP | 015360P3VFP215JPV-S $1,617 P1S 144 115 20.1 89.5 23.229 200/400 9;15;30
1800 | 254/6JP | 015180P3EFP254JPV-S $1,847 P1S 203 1.15 18.5 91.0 26.233 230/460 9;15;30
1800 | 254/6JP | 015180P3VFP254JPV-S $1,847 P1S 203 1.15 21.3 91.0 26.233 200/400 9;15;30
3600 | 254/6JP | 020360P3EFP254JPV-S $2,092 P1S 209 115 237 90.2 26.233 230/460 9;15;30
3600 | 254/6JP | 020360P3HFP254JPV-S $2,092 P1S 209 115 19.0 90.2 26.233 575 9;15;30
20 1 3600 | 254/6JP | 020360P3VFP254JPV-S $2,092 P1S 209 1.15 27.3 90.2 26.233 200/400 9;15;30
1800 | 254/6JP | 020180P3EFP256JPV-S $2,205 P1S 219 1.15 25.5 91.0 26.233 230/460 9;15;30
3600 | 254/6JP | 025360P3EFP256JPV-S $2,518 P1S 214 1.15 29.0 91.0 26.233 230/460 9;15;30
2 185 3600 | 254/6JP | 025360P3HFP256JPV-S $2,518 P1S 214 115 23.2 91.0 26.233 575 9;15;30
3600 | 254/6JP | 025360P3VFP256JPV-S $2,518 P1S 214 115 33.3 91.0 26.233 200/400 9;15;30
1800 | 284/6JP | 025180P3EFP284JPV-W4 $2,768 P1C 428 115 30.1 91.7 30.283 230/460 15;30;49
3600 | 284JP | 030360P3EFP284JPV* $3,082 P1C 372 1.15 345 91.0 29.464 230/460 15;30;49
3600 | 284JP | 030360P3VFP284JPV* $3,082 P1C 372 115 39.7 91.0 29.464 200/400 15;30;49
3600 | 284/6JP | 030360P3EFP284JPV-W4 $3,082 P1C 365 1.15 349 91.0 30.283 230/460 15;30;49
30 22 | 3600 | 284/6JP | 030360P3HFP284JPV-W4 $3,181 P1C 364 115 27.9 91.0 30.283 575 15;30;49
3600 | 284/6JP | 030360P3VFP284JPV-W4 $3,082 P1C 364 1.15 40.1 91.0 30.283 200/400 15;30;49
1800 | 284/6JP | 030180P3EFP286JPV-W4 $3,224 P1C 437 1.15 35.6 92.4 30.283 230/460 15;30;49
1800 | 284/6JP | 030180P3VFP286JPV-W4 $3,174 P1C 437 115 40.9 92.4 30.283 200/400 15;30;49 g
3600 | 286JP | 040360P3EFP286JPV* $3,611 P1C 416 115 46.1 91.7 30.957 230/460 15;30;49 %_
3600 | 286JP | 040360P3VFP286JPV* $3,611 P1C 416 1.15 53.0 91.7 30.957 200/400 15;30;49 5
3600 | 284/6JP | 040360P3EFP286JPV-W4 $3,611 P1C 389 115 47.2 91.7 30.283 230/460 15;30;49
3600 | 284/6JP | 040360P3HFP286JPV-W4 $3,499 P1C 388 1.15 37.8 91.7 30.283 575 15;30;49
40 30 | 3600 | 284/6JP | 040360P3VFP286JPV-W4 $3,611 P1C 389 1.15 54.3 91.7 30.283 200/400 15;30;49
1800 | 324JP | 040180P3VFP324JPV* $3,987 P1C 509 1.15 56.8 93.0 32.027 200/400 15;30;49
1800 | 324/6JP | 040180P3EFP324JPV-W4 $3,987 P1C 504 115 48.2 93.0 32.307 230/460 15;30;49
1800 | 324/6JP | 040180P3HFP324JPV-W4 $3,621 P1C 502 115 38.6 93.0 32.307 575 15;30;49
1800 | 324/6JP | 040180P3VFP324JPV-W4 $3,987 P1C 504 115 55.4 93.0 32.307 200/400 15;30;49

continued on next page

Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
Data subject to change without notice. Can’t find what you are Iooking for? Call 1-800-ASK-4WEG (275-4934) A-249


http://www.weg.net

Pump Motors Iﬁeu
FIRE PUMP MOTORS
ODP - Three-Phase - JP - Footless Vertical - continued

) Approx. ) FL “g”
HP kW RPM Frame Catalog Number PLrlif:te Scnmu::;)l svT;z:Itg s&:vtlgf énﬂps FI(";ASﬁ Dimgnsion Voltage (V) Notes
(Ibs) igh (in)
3600 | 324JP | 050360P3EFP324JPV* $4,372 P1C 503 1.15 58.4 92.4 32.027 230/460 15;30;49
3600 | 324JP | 050360P3HFP324JPV* $4,372 P1C 506 115 46.7 92.4 32.027 575 15;30;49
3600 | 324JP | 050360P3VFP324JPV* $4,372 P1C 504 115 67.2 92.4 32.027 200/400 15;30;49
3600 | 324/6JP | 050360P3EFP324JPV-W4 $4,372 P1C 494 115 58.4 92.4 32.307 230/460 15;30;49
50 37 | 3600 | 324/6JP | 050360P3HFP324JPV-W4 $4,372 P1C 493 1.15 46.7 92.4 32.307 575 15;30;49
3600 | 324/6JP | 050360P3VFP324JPV-W4 $4,372 P1C 494 1.15 67.2 92.4 32.307 200/400 15;30;49
1800 | 324/6JP | 050180P3EFP326JPV-W4 $4,500 P1C 527 1.15 60.2 93.0 32.307 230/460 15;30;49
1800 | 324/6JP | 050180P3HFP326JPV-W4 $4,394 P1C 525 115 48.2 93.0 32.307 575 15;30;49
1800 | 324/6JP | 050180P3VFP326JPV-W4 $4,500 P1C 526 115 69.2 93.0 32.307 200/400 15;30;49
3600 | 326JP | 060360P3EFP326JPV* $5,105 P1C 564 115 70.6 93.0 33.523 230/460 15;30;49
3600 | 326JP | 060360P3HFP326JPV* $5,105 P1C 558 1.15 56.5 93.0 33.523 575 15;30;49
3600 | 326JP | 060360P3VFP326JPV* $5,105 P1C 563 1.15 81.2 93.0 33.523 200/400 15;30;49
3600 | 324/6JP | 060360P3EFP326JPV-W4 $5,105 P1C 510 1.15 70.6 93.0 32.307 230/460 15;30;49
% N 3600 | 324/6JP | 060360P3HFP326JPV-W4 $5,105 P1C 509 115 56.5 93.0 32.307 575 15;30;49
3600 | 324/6JP | 060360P3VFP326JPV-W4 $5,105 P1C 511 115 81.2 93.0 32.307 200/400 15;30;49
1800 | 364/5JP | 060180P3EFP364JPV-W4 $6,142 P1C 804 115 71.0 93.6 34.745 230/460 15;30;49
1800 | 364/5JP | 060180P3VFP364JPV-W4 $6,142 P1C 804 1.15 81.7 93.6 34.745 200/400 15;30;49
3600 | 364/5JP | 075360P3EFP364JPV-W4 $7,525 P1C 804 1.15 85.3 93.0 34.745 230/460 15;30;49
3600 | 364/5JP | 075360P3HFP364JPV-W4 $7,525 P1C 803 1.15 68.2 93.0 34.745 575 15;30;49
75 5 3600 | 364/5JP | 075360P3VFP364JPV-W4 $7,525 P1C 806 115 98.1 93.0 34.745 200/400 15;30;49
1800 | 364/5JP | 075180P3EFP365JPV* $6,967 P1C 922 115 85.3 94.1 35.208 230/460 15;30;49
1800 | 364/5JP | 075180P3EFP365JPV-W4 $6,967 P1C 885 115 85.3 94.1 34.745 230/460 15;30;49
1800 | 364/5JP | 075180P3VFP365JPV-W4 $6,967 P1C 884 115 98.1 94.1 34.745 200/400 15;30;49
3600 | 364/5JP | 100360P3EFP365JPV-W4 $8,860 P1C 875 115 115 93.0 34.745 230/460 15;30
3600 | 364/5JP | 100360P3HFP365JPV-W4 $8,860 P1C 871 115 92.0 93.0 34.745 575 15;30
3600 | 364/5JP | 100360P3VFP365JPV-W4 $8,860 P1C 875 1.15 132 93.0 34.745 2007400 15;30
10 B 1800 | 404/5JP | 100180P3EFP404JPV* $8,825 P1C 992 115 118 94.1 38.452 230/460 15;30;49
1800 | 404/5JP | 100180P3EFP404JPV-W4 $8,825 P1C 9N 115 116 94.1 37.747 230/460 15;30;49
1800 | 404/5JP | 100180P3VFP404JPV-W4 $8,825 P1C 939 115 133 94.1 37.747 200/400 15;30;49

* To be discontinued and replaced by W40 model once inventory is depleted.

-l
=

=
°

=
=
=

7]

Please refer to inside back cover for description of “NOTES”
For detailed specifications, data sheets, drawings and performance curves visit http://www.weg.net
A'250 WWW-Weg~net Data subject to change without notice.


http://www.weg.net
http://www.weg.net

Pump Motors
FIRE PUMP MOTORS

[Weq

W40 - ODP (50Hz) - Three-Phase - IE2

) Approx. ) FL ugr
HP kW RPM Frame Catalog Number PLrIif:te Symu::;ﬂ SVI:ILpigLntg sFZrcvtI:):: ér:ps FI(';;;ﬁ Dimt_ansion Voltage (V) Notes
(Ibs) igh (in)
3000 254/6T | 020300P30FP256T-W40 $1,690 W1B 284 1.15 26.0 90.2 22.285 380-415 30;32
20 1 1500 254/6T | 020150P30FP256T-W40 $1,831 W1B 359 1.15 28.8 91.7 22.285 380-415 30;32
2 | 185 3000 254/6T | 025300P30FP256T-W40 $2,051 W1B 312 1.15 325 91.0 22.285 380-415 30;32
1500 284TS 025150P30FP284TS-W40 $2,069 W1B 401 1.15 34.2 91.7 21.783 380-415 30;32
3000 284TS 030300P30FP284TS-W40 $2,338 W1B 382 115 40.0 91.0 21.783 380-415 30;32
% 2 1500 | 284/6TS | 030150P30FP286TS-W40 $2,425 W1B 443 1.15 39.4 92.4 23.283 380-415 30;32
3000 | 284/6TS | 040300P30FP286TS-W40 $3,171 W1B 431 115 52.5 92.4 23.283 380-415 30;32
0 % 1500 324TS 040150P30FP324TS-W40 $3,050 W1B 531 1.15 55.4 93.0 25.807 380-415 30;32
50 %7 3000 324TS 050300P30FP324TS-W40 $3,662 W1B 510 1.15 66.3 92.4 25.807 380-415 30;32
1500 | 324/6TS | 050150P30FP326TS-W40 $3,588 W1B 580 1.15 71.9 93.0 25.807 380-415 30;32
3000 | 324/6TS | 060300P30FP326TS-W40 $4,610 W1B 537 1.15 80.1 93.0 25.807 380-415 30;32
%0 45 1500 | 364/5TS | 060150P30FP365TS-W40 $4,455 W1B 802 115 83.6 93.6 27.520 380-415 30;32
3000 | 364/5TS | 075300P30FP365TS-W40 $5,836 W1B 840 1.15 96.8 93.0 27.520 380-415 30;32
" % 1500 | 364/5TS | 075150P30FP365TS-W40 $5,423 W1B 868 1.15 99.2 94.1 27.520 380-415 30;32
3000 | 364/5TS | 100300P30FP365TS-W40 $7,075 W1B 904 1.15 134 93.0 27.520 380-415 30;32
100 B 1500 | 404/5TS | 100150P30FP405TS-W40 $6,975 W1B 1118 1.15 135 94.1 31.100 380-415 30;32
125 % 3000 | 404/5TS | 125300P30FP405TS-W40 $8,927 W1B 1109 1.15 157 93.6 31.100 380-415 30;32
1500 | 444/5TS | 125150P30FP445TS-W40 $9,336 W1B 1396 1.15 160 94.5 34.575 380-415 30;32
3000 | 444/5TS | 150300P30FP445TS-W40 | $13,422 W1B 1411 1.15 195 93.6 34.575 380-415 30;32
190 110 1500 | 444/5TS | 150150P30FP445TS-W40 | $10,225 W1B 1511 1.15 199 95.0 34.575 380-415 30;32
3000 | 444/5TS | 200300P30FP445TS-W40 | $14,700 W1B 1552 1.15 258 95.0 34.575 380-415 30;32
200 | 150 1500 | 447/9TS | 200150P30FP449TS-W40 | $15,362 W1B 2270 1.15 262 95.0 42.959 380-415 30;32
250 | 185 3000 | 444/5TS | 250300P30FP445TS-W40 | $18,003 W1B 1635 1.15 319 95.0 34.575 380-415 30;32
1500 | 447/9TS | 250150P30FP449TS-W40 | $20,127 W1B 2459 115 321 95.4 42.959 380-415 30;32
3000 | 447/9TS | 300300P30FP449TS-W40 | $23,464 W1B 2261 1.15 384 95.0 42.959 380-415 30;32
300 ) 220 1500 | 5010/11TS | 300150P30FP5011TS-W4 | $22,044 W1B 2778 1.15 387 95.4 56.992 380-415 30;32
3000 | 447/9TS | 350300P30FP449TS-W40 | $25,697 W1B 2369 1.15 453 95.0 42.959 380-415 30;32
30| 20 1500 | 5010/11TS | 350150P30FP5011TS-W4 | $29,804 W1B 4318 1.15 446 95.4 56.992 380-415 30;32
3000 | 447/9TS | 400300P30FP449TS-W40 | $27,761 W1B 2596 115 509 95.4 42.959 380-415 30;32 g
400 ) 300 1500 | 5010/11TS | 400150P30FP5011TS-W4 | $32,521 W1B 4481 1.15 509 95.4 56.992 380-415 30;32 %_
5
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Pump Motors
FIRE PUMP MOTORS
TEFC (50Hz) — Three-Phase - IE2

) APprt_Jx. ) FL g
HP kW RPM Frame Catalog Number PLrIi?:te Sy;:;)l S\:\Illgizll?tg Sg(;’t'g: ér:ps FI(',',/DE)ﬁ Dimgnsion Voltage (V) Notes
(Ibs) igh (in)
15 " 3000 | 254/6T | 01530EP30FP254T-W22 $1,788 w1 266 1.15 19.3 90.2 24.945 380-415 30;32
1500 254/6T | 01515EP30FP254T-W22 $1,811 WA 298 1.15 20.1 91.0 24.945 380-415 30;32
3000 | 254/6T | 02030EP30FP256T-W22 $2,334 w1 306 115 26.3 90.2 24.945 380-415 30;32
20 N 1500 | 254/6T | 02015EP30FP256T-W22 $2,157 w1 347 115 217 90.9 24.945 380-415 30;32
3000 | 284/6TS | 02530EP30FP284TS-W22 $2,938 w1 368 1.15 31.3 92.4 26.557 380-415 30
2 183 1500 | 284/6TS | 02515EP30FP284TS-W22 $2,688 w1 395 1.15 33.1 92.4 26.557 380-415 30;32
% . 3000 | 284/6TS | 03030EP30FP286TS-W22 $3,490 w1 428 115 376 91.5 26.557 380-415 30
1500 | 284/6TS | 03015EP30FP286TS-W22 $3,159 w1 447 1.15 40.0 92.1 26.557 380-415 30;32
3000 | 324/6TS | 04030EP30FP324TS-W22 $4,489 w1 568 115 50.3 92.5 29.616 380-415 30;32
0 % 1500 | 324/6TS | 04015EP30FP324TS-W22 $3,969 w1 532 115 54.2 92.5 29.616 380-415 30;32
3000 | 324/6TS | 05030EP30FP326TS-W22 $5,050 w1 592 115 63.0 92.8 29.616 380-415 30
%0 ¥ 1500 | 324/6TS | 05015EP30FP326TS-W22 $4,845 w1 567 1.15 66.2 93.0 29.616 380-415 30
60 15 3000 | 364/5TS | 06030EP30FP364TS-W22 $7,174 w1 927 115 742 93.0 32.276 380-415 30
1500 | 364/5TS | 06015EP30FP364TS-W22 $7,020 w1 1029 1.15 776 93.8 32.276 380-415 30
3000 | 364/5TS | 07530EP30FP365TS-W22 $8,636 w1 983 1.15 92.0 93.5 32.276 380-415 30
K % 1500 | 364/5TS | 07515EP30FP365TS-W22 $8,270 w1 1050 115 95.3 94.5 32.276 380-415 30
3000 | 404/5TS | 10030EP30FP405TS-W22 | $11,402 w1 1192 115 125 94.0 36.732 380-415 30
10 " 1500 | 404/5TS | 10015EP30FP405TS-W22 | $11,105 w1 1266 115 124 94.5 36.732 380-415 30
3000 | 444/5TS | 12530EP30FP444TS-W22 | $14,583 w1 1664 115 156 94.5 41.200 380-415 30;32
1% % 1500 | 444/5TS | 12515EP30FP444TS-W22 | $14,011 w1 1686 115 158 94.6 41.200 380-415 30;32
0 | 110 3000 | 444/5TS | 15030EP30FP445TS-W22 | $17,938 w1 1801 1.15 185 95.0 41.200 380-415 30;32
1500 | 444/5TS | 15015EP30FP445TS-W22 | $16,549 w1 1874 1.15 190 94.6 41.200 380-415 30
3000 | 445/7TS | 20030EP30FP447TS-W22 | $22,384 w1 2242 115 236 95.2 44.951 380-415 30
200 ) 150 1500 | 445/7TS | 20015EP30FP447TS-W22 | $20,043 w1 2107 1.15 264 95.3 44.951 380-415 30
3000 | 447/9TS | 25030EP30FP449TS-W22 | $31,514 w1 2739 1.15 293 95.6 52.588 380-415 30
250 | 188 1500 | 447/9TS | 25015EP30FP449TS-W22 | $25,463 w1 2883 1.15 313 95.5 52.588 380-415 30
a00 | 220 3000 | 447/9TS | 30030EP30FP449TS-W22 | $36,356 W1 3141 1.15 351 95.7 52.588 380-415 30;32
1500 | L447/9TS | 30015EP30FP449TS-W22 | $29,815 w1 3345 115 376 95.8 53.425 380-415 30;32
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Pump Motors
P-BASE MOTORS

TEFC - Three Phase - NEMA Premium?®

HP and HPH types available. Suitable for dusty
and moist environments providing high starting
torque.

Standard Features:
* 50/60 Hz capable

e Class F insulation (Impregnation Resin and
magnet Wire are class H)

* Stainless Steel Nameplate - Laser etched Features that make a difference:
with high contrast background

e Regreasable ball bearings (Frames 254HP * 1.25 Service Factor up to 100 HP
and up) ¢ NPT Threaded terminal box

e Gasketed conduit box ¢ HP and HPH types available

e Class I, Div. 2, Groups A, B, C & D - T3, Class ¢ NPT Threaded terminal box
I, Div 2, Groups F & G- T3C

Inverter Rated:
1000:1 for variable torque

ow
S
5
=
=
=
S
T

B I O [ueq

Please refer to back cover for description of “NOTES”

For detailed specifications, data sheets, drawings and performance curves visit http:// www.weg.net

A-253


http://www.weg.net

Pump Motors Iﬁeu
P-BASE MOTORS
TEFC - Three-Phase - NEMA Premium?®

) Agprgx. ) ugy
HP kW | RPM Frame Catalog Number PLrIi?:te S;nmu::;n s‘:l\;:ig:]tg i‘;rcvt':f Féﬁ':;:]s FI(',;/Sﬂ Dim((ie:)sion Voltage (V) Notes
(Ibs)
1 0.75 | 1800 143HP | 00118ET3E143HP-W22 $619 P1F 54 1.25 1.43 85.5 14.199 230/460 15;51
3600 | L143HP | 00156ET3E143HP-W22 $573 P1F 40 1.25 1.98 84.0 16.255 230/460 15
s R 1800 145HP 00158ET3E145HP-W22 $663 P1F 62 1.25 2.00 86.5 15.175 230/460 15;39
3600 145HP | 00236ET3E145HP-W22 $581 P1F 51 1.25 2.65 85.5 15.175 230/460 15
? 1 1800 145HP | 00218ET3E145HP-W22 $730 P1F 63 1.25 2.72 86.5 15.175 230/460 15
3600 | L145HP | 00336ET3E145HP-W22 $863 P1F 74 1.25 3.7 86.5 17.2 230/460 15
3 2.2 | 3600 182HP | 00336ET3E182HP-W22 $925 P1F 88 1.25 3.68 86.5 16.841 230/460 15
1800 182HP | 00318ET3E182HP-W22 $923 P1F 108 1.25 3.90 89.5 16.841 230/460 15;39
5 27 3600 184HP | 00536ET3E184HP-W22 $1,084 P1F 113 1.25 5.96 88.5 17.9 230/460 15
1800 184HP | 00518ET3E184HP-W22 $1,045 P1F 117 1.25 6.40 89.5 17.9 230/460 15
3600 | L184HP | 00736ET3E184HP-W22 $1,331 P1F 149 1.25 8.76 89.5 19.2 230/460 15
75 55 | 3600 213HP | 00736ET3E213HP-W22 $1,440 P1F 139 1.25 8.57 89.5 19.850 230/460 15;51
1800 213HP | 00718ET3E213HP-W22 $1,371 P1F 180 1.25 9.29 91.7 19.850 230/460 15
3600 215HP | 01036ET3E215HP-W22 $1,727 P1F 193 1.25 11.5 90.2 21.346 2307460 15
10 "o 1800 215HP | 01018ET3E215HP-W22 $1,641 P1F 201 1.25 12.6 91.7 21.346 230/460 15
3600 215HP 01536ET3E215HP-W22 $2,240 P1F 227 1.25 17.0 91.0 21.346 230/460 15
15 11 | 3600 254HP | 01536ET3E254HP-W22 $2,462 P1F 253 1.25 17.2 91.0 25.573 230/460 15
1800 254HP | 01518ET3E254HP-W22 $2,463 P1F 364 1.25 18.0 92.4 25.573 230/460 15
3600 254HP | 02036ET3E254HP-W22 $2,738 P1F 341 1.25 23.2 91.0 25.573 230/460 15
20 15 | 3600 256HP | 02036ET3E256HP-W22 $2,955 P1F 351 1.25 23.2 91.0 27.305 230/460 15
1800 256HP | 02018ET3E256HP-W22 $2,721 P1F 308 1.25 24.4 93.0 27.305 230/460 15
3600 256HP | 02536ET3E256HP-W22 $3,336 P1F 417 1.00 28.1 91.7 27.305 230/460 15
3600 284HP | 02536ET3E284HP-W22 $3,627 P1F 361 1.25 28.5 91.7 28.594 230/460 15
25 | 18.5 | 3600 | 284HPH | 02536ET3E284HPH-W22 | $3,627 P1F 535 1.25 28.5 91.7 30.344 230/460 15
1800 284HP | 02518ET3E284HP-W22 $3,624 P1F 450 1.25 29.5 93.6 28.594 230/460 15
1800 | 284HPH | 02518ET3E284HPH-W22 | $3,624 P1F 484 1.25 29.5 93.6 30.344 230/460 15
3600 286HP | 03036ET3E286HP-W22 $4,365 P1F 392 1.25 33.8 91.7 30.089 230/460 15
> 2 ” 3600 | 286HPH | 03036ET3E286HPH-W22 | $4,365 P1F 576 1.25 33.8 91.7 31.839 230/460 15;51
E 1800 286HP | 03018ET3E286HP-W22 $3,967 P1F 436 1.25 35.1 93.6 30.089 230/460 15
% 1800 | 286HPH | 03018ET3E286HPH-W22 | $3,967 P1F 610 1.25 35.1 93.6 31.839 230/460 15
g 3600 324HP | 04036ET3E324HP-W22 $5,457 P1F 546 1.25 46.7 92.4 33.037 230/460 15
0 % 1800 324HP | 04018ET3E324HP-W22 $5,247 P1F 634 1.25 471 94.1 33.037 230/460 15
3600 326HP | 05036ET3E326HP-W22 $6,681 P1F 583 1.25 56.1 93.0 34.531 2307460 15;51
%0 ¥ 1800 326HP | 05018ET3E326HP-W22 $6,009 P1F 668 1.25 60.6 94.5 34.531 230/460 15
3600 326HP | 06036ET3E326HP-W22 $8,632 P1F 658 1.15 68.6 93.6 34.531 230/460 15
60 45 | 3600 | 364/5HP | 06036ET3E364HP-W22 $9,484 P1F 823 1.25 68.2 94.1 37.940 230/460 15
1800 | 364/5HP | 06018ET3E364HP-W22 $8,525 P1F 1100 1.25 68.4 95.0 37.940 230/460 15
3600 | 364/5HP | 07536ET3E365HP-W22 $10,977 P1F 845 1.25 81.9 93.6 37.940 230/460 15
& % 1800 | 364/5HP | 07518ET3E365HP-W22 $9,352 P1F 1114 1.25 82.3 95.4 37.940 230/460 15

continued on next page
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mE 1 Pump Motors

P-BASE MOTORS

TEFC - Three-Phase — NEMA Premium?® - continued

Approx. wn
HP kW | RPM Frame Catalog Number PLriif:te Symu::i)l s\?\liepizilrtg SF(:rcvti:: Fg l;':;':‘s Ft‘;/sﬁ Dimgzl)sion Voltage (V) Notes
(Ibs)
3600 | 404/5HP | 10036ET3E405HP-W22 $12,908 P1F 1043 1.25 112 94.1 41.340 230/460 15
3600 | 404/5HPH | 10036ET3E405HPH-W22 | $12,908 P1F 1227 1.25 112 941 41.340 230/460 15;51
3600 | 404/5HP | 10036ET3G405HP-W22 $12,908 P1F 1486 1.25 112 941 41.340 460 15;51
3600 | 404/5HPH | 10036ET3G405HPH-W22 | $12,908 P1F 1592 1.25 112 94.1 41.340 460 15
190 ” 1800 | 404/5HP | 10018ET3E405HP-W22 $11,222 P1F 1138 1.25 112 95.4 41.340 230/460 15
1800 | 404/5HPH | 10018ET3E405HPH-W22 | $11,222 P1F 1604 1.25 112 95.4 41.340 230/460 15
1800 | 404/5HP | 10018ET3G405HP-W22 $11,222 P1F 1475 1.25 112 95.4 41.340 460 15
1800 | 404/5HPH | 10018ET3G405HPH-W22 | $11,222 P1F 1475 1.25 112 95.4 41.340 460 15
3600 | 444/5HP | 12536ET3G444HP-W22 $17,969 P1F 2146 115 134 95.0 44.854 460 15
1% % 1800 | 444/5HP | 12518ET3G444HP-W22 $15,687 P1F 2060 1.15 142 95.4 44.854 460 15
3600 | 444/5HP | 15036ET3G445HP-W22 $20,517 P1F 2275 1.15 163 95.0 44.854 460 15
150\ 110 1800 | 444/5HP | 15018ET3G445HP-W22 $17,845 P1F 2262 1.15 193 95.0 44.854 460 15
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- Models in black text are Standard Efficiency
- Models in blue text are NEMA Premium® Efficiency
- Models in green text are NEMA Super Premium Efficiency

Catalog Notes

Rating is suitable for 1.0SF @ 50Hz. Also suitable for next

1 1.0 Service Factor 31 lower HP @ 1.15SF 50Hz
2 Aluminum Frame with Removable Feet 32 Suitable for 1.15SF @ 50°C ambient
3 Automatic Reset Thermal Overload Protector 33 Suitable for 380V 60Hz when wired as YY (double WYE)
4 Manual Reset Thermal Overload Protector 34 AEGISe® Inside
5 | CCW Rotation Viewed from Shaft End - Non Reversible | 35 ﬁi‘;’; fing installation reduces the available "N-W
6 Compressor Duty 36 Super Premium
7 F2 Mount 37 Design A
8 F3 Mount 38 TEAO - Totally Enclosed Air Over
9 RoIIed. Stegl Frame - Cannot be modified with T Box on 39 Cannot be modified with T Box on opposite side
opposite side
10 Not Thermally Protected 40 NDE shaft with 3/8” drive socket
11 Metal fan - Not suitable for division 2 41 Also rated 230/460V 50Hz 1.0 SF
12 Reduced Frame 42 Rated 50°C ambient
13 Resilient Base 43 With insulated non drive end housing
14 Roller Bearing 44 With air deflector. Flange MOD not available
15 Round Body - Drip Cover Included 45 Also rated 380V 50Hz
Y 56J shaft end with dual opposed threads
16 Split-Phase Motor 48 (7116-20 UNF-2A R H and 3/8-16 UNF-2A L.H)
17 TENV - Totally Enclosed Non Ventilated 47 Motor designed with copper bar rotor
18 Z-Frame; Bigger Shaft Diameter and Bearings 48 Motor suitable for safe area only
19 105K Tempature Rise; VFD service requires HP derate |49 Cﬁgnp?oséj;trable for replata to 1.155F on variable forque
20 Round Body - Drip Cover NOT Ingluded 50 Ratllng requires replate to Class H insulation for 1.15SF on
variable torque VFD power
21 Stainless Steel Body 51 Not normally stocked. Factory build lead time may apply
22 Two Speed - Double Windings
23 Two Speed - Single Winding
24 Modified item. Usually ships in two weeks
25 Brake rectifier suitable for 230VAC
26 Brake rectifier suitable for 460VAC
For Export Only (not to be used in the USA) due to Certi-
27 —— . .
fication and/or Efficiency requirements.
28 ODP Fan Cooled
29 Standard Efficiency
30 High Efficiency (EPACT)




